
22 Measuring Highlights

Plugs IEC 60947-5-2

973 509-100 ●

973 509-101 ●

973 509-102 ●

973 509-103 ●

973 509-104 ●

973 509-106 ●

930 109-100 ●

930 109-101 ●

*System Technical Order no.
Article type Data Colour

*System Technical Order no.
Article type Data Colour
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* System:     =  0.64 mm system /            ^=  2 mm system /            ^=  4 mm system /            ^=  4 mm safety system /            ^=  4 mm sliding sleeve system2 4.64


