Product description

Alligator clips, also known as The MICRO-SMD CLIP is used
crocodile clips, are outstandingly for the two-pole testing of very
suitable for the testing and small SMD components.
transfer of currents. Crocodile clips are also widely
The sharp teeth of the clips bite used in non-electrical applications.
into the test specimen with little

contact resistance.

Thanks to their thin wire clamping

capability, they are able to make

contact with extra finely stranded

conductors of minimal cross

sections.

Opening widths up to 30 mm

permit large contacts to be

securely gripped.
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* System: = 0.64 mm system / @ £ 2 mm system / @ £ 4 mm system / @ £ 4 mm safety system / @ £ 4 mm sliding sleeve system
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*System Technical Order no. Not
Article type Data Colour OIS
® ﬁN Clamping | 930317-800
2 range
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MA 1 ca.l3
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* System: = 0.64 mm system / @ £ 2 mm system / @ £ 4 mm system / @ £ 4 mm safety system / @ < 4 mm sliding sleeve system
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Warranty clause

Our written and verbal advice in respect of applications is intended
to assist you in your work.

It is not binding, even as regards any thirdparty proprietary rights,
and does not discharge you from your obligation to carry out
corresponding tests determining the suitability of your products
for the intended processes and purposes.

Product descriptions do not give any indication as to liability for
any damage that may be caused. Should liability arise nevertheless,
it is limited to no more than the value of the goods supplied and
used, regardless of the damage.

Hirschmann Electronics GmbH & Co.
Automation and Network Solutions

HIRSCHMANN
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Germany

Hirschmann Electronics GmbH & Co.
Automation and Network Solutions
Stuttgarter Straf’e 45-51

D-72654 Neckartenzlingen

Postfach 1649

D-72606 Niirtingen

Tel +49-7127-14-1479/-1480

Fax +49-7127-14-1495/-1496/-1502
E-mail: ans-hi-line@nt.hirschmann.de
http://www.hirschmann.com

Austria

Hirschmann Austria GmbH
Oberer Paspelsweg 6-8
A-6830 Rankweil-Brederis

Tel +43-5522 307-0

Fax +43-5522 307-555

E-mail: info@rw.hirschmann.at

Switzerland

Richard Hirschmann GmbH & Co.
Neckartenzlingen

Niederlassung Uster

SeestrafBe 16

CH-8610 Uster

Tel +41-1-90582 82

Fax +41-1-90582 89

E-mail: ans_ch@hirschmann.ch

France

Richard Hirschmann Electronique S.A.
24, rue du Fer a Cheval, Z.1.

F-95200 Sarcelles

Tel +33-1-39330280

Fax +33-1-399059 68

E-mail: ans@hirschmann.fr

Great Britain

Richard Hirschmann Electronics UK Ltd.

St. Martins Way

St. Martins Business Centre
GB-Bedford MK42 OLF

Tel +44-1234-3459 99

Fax +44-1234-3522 22

E-mail: enquiry@hirschmann.co.uk
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Printed in Germany - 36/36/E/70/99
Ust-l1dNr.: 145355915

Printing errors and mistakes excluded.

Subjects to alterations.

Netherlands

Richard Hirschmann
Electronica Nederland B.V.
Pampuslaan 170

NL-1380 AB Weesp

Tel +31-2944-6 2555

Fax +31-2944-8 06 39
E-mail: ans@hirschmann.nl

Spain

Hirschmann Espafia S. A.
Calle Trespaderne, 29
Edifico Barajas I, 2* Planta
E-28042 Madrid

Tel +34-91-74 61730

Fax +34-91-74 61735
E-mail: hes@hirschmann.es

Hungary

Hirschmann Hungéria
Hiradastechnikai Kft.

Rokolya u. 1-13

H-1131 Budapest

Tel +36-1-349 4199

Fax +36-1-329 8453

E-mail: hirh.vez@nap-szam.hu

USA

Richard Hirschmann of America Inc.
30 Hook Mountain Road — Unit 201
Pine Brook, New Jersey 07058, USA
Tel +1-973-8302000

Fax +1-973-8301470

E-mail: ans@hirschmann-usa.com

Singapore

Hirschmann Electronics

(Asia Pacific) Pte. Ltd.

3 Toh Tuck Link

#04-01 German Districentre
Singapore 596228

Tel +65-4 63 58 55

Fax +65-4 63 57 55

E-mail: hirschmann.ap@pacific.net.sg

China (PRC)

Hirschmann Electronics

Shanghai Rep. Office

Room 518, No. 109 Yangdang Road
Lu Wan District, 200020

Shanghai, PRC

Tel +86-21 6358 5119

Fax +86-2163 58 5125

E-mail: hirschsh@public4.sta.net.cn



