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Latch-N-Lok F
Value Proposition

The Latch-N-Lok solution is ultra-convenient input/output connector system. It’s
a versatile cable-to-board system which includes PCB headers and cable
connector kits for signal, power, grounding and shielding applications.

The quick disconnect system provides positive latching with an audible “click”.
The dual-metal Mini-PV™ contact design enhances conductivity and maintains
contact force integrity through 1000 mating cycles.

The cable connectors accommodate a wide variety of cable diameters and
wires ranging from 20AWG to 32AWG. This solution supports high speed, serial
data transmission.

Both single row and dual row are available.
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Latch-N-Lok
Product Overview
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Latch-N-Lok
Product Specifications

Product Facts

= Ultra-convenient input/output connector system
= Quick connect/disconnect convenience

= Support the medium speed capability of USB

» Enhanced shielding and grounding system

= RoHS compliant

» | ead Free, Halogen Free

Electrical Performances
= Current Rating: 3.0A Max

Mechanical Performances

» Durability : 1000 cycles

Environmental

» Operating Temperature : -55~85C
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Specifications

= Primary Industry Codes (SICs) Served

3575 Computer terminals

3577 Computer peripheral equipment
3578 Calculating equipment

3581 Automatic vending machines
3625 Relays and industrial controls
3812 Search and navigation equipment
3821 Laboratory apparatus

3822 Environmental controls

3823 Process control instruments
3824 Fluid meters and counting devices
3826 Analytical instruments

3845 Electromedical equip

5046 Commercial equip

5047 Medical and hospital equip

5049 Scientific equipment

5063 Wire and cable

7382 Security systems



Latch-N-Lok F
Features & Benefits

Provides positive latching with an audible
“click”, good hand-feeling
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Ergonomic Latching

. . Enhanced shielding and grounding system
U el effectively manages EFI/RF

Enhances conductivity and maintains contact
force integrity through 1000 mating cycles.
Mini-PV™ electrical contacts boost current
capacity to 3 amps

Dual-metal Mini-PV™ contact design

Meets environmental, health and safety

Rohs Compliant, Lead-Free, Halogen-Free :
requirements
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Latch-N-Lok Fg/)

Main Markets & Applications

Special I/0
®  USB + Power
" POS

®  Medical Diagnostics

B |nstrumentation

" Peripherals
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Latch-N-Lok

Marcomm Tools

Available on FCI
® Technical Data Sheet
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Latch-N-Lok

Marcomm Tools
Available on FCI

" Part Numbers & Drawings

Product Presentation - Latch-N-Lok

- Cable Exit Style-
- Color (Housing)-
- Diameter (Cable)-

- Gender-

Start> Latoh-N-Lok™ >

Q

Only the first 220 best matching products out of 336 found products will be shown.

Results 1- 20 of 220. Result page: 123456788 10>>

~ Length (Sokder tail- Part Number [image |Status [Product Name |
[ 1x4 PCB Receptacle, Low Profile Right Angle, 3.81 mm (0,15 in.) Solder tail, Siver
- Most Popular Configurat = ray
- Number of contacts- 69273-102 n 1x4 PCE Receptacle, Low Profile Right Angle, 2.73 mm (0.1 in.) Solder tail, Off White
- Number of rows-
69273-102LF n 1x4 FCB Receptacle, Low Profile Right Angle, 278 mm (011 in.) Sokler tail, O White
- RoHS Lead Free Comp
_ Shield Type- 69273 104LF n 1x4 PCB Receptacle, Low Profile Right Angle, 2.79 mm (0.1 in.) Solder tai, Black
- n 1)::55 Receptacle, Low Profile Right Angle, 2.78 mm (0.11 in ) Solder tail, Siver
[—— n gcr:rcs Receptacle, Low Profile Right Angle, 2.79 mm (0.11 in.) Solder tail, Pebble
69901-102 n 2x8 PCB Receptacle, Right Angle, 3.3 mm (013 in.) Solder tail, O White
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