
D
is

cl
ai

m
er

: T
hi

s 
do

cu
m

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

Dec 28, 2017

1

Product data sheet
Characteristics

TMH2GDB
graphic display unit - 240 x 160 pixels

Main
Range of product Modicon M221
Product or component type Graphic display
Range compatibility Modicon M221
Current consumption 40 mA at 5 V DC via RJ45 connector
Power consumption in W <= 1 W
Display type Backlit colour STN LCD
Display colour Monochrome
Display resolution 240 x 160 pixels
Number of key 6 (for navigation)

4 (configurable)

Complementary
Standards EN/IEC 61010-2-201

EN/IEC 61131-2
Product certifications CULus
Marking CE
Mounting location Front cabinet Ø 22 mm hole

Bottom of cabinet Ø 22 mm hole, connection via mounting accessory
Connector type RJ45 for communication and power supply
Height 126 mm
Width 80 mm
Depth 63 mm
Product weight 0.17 kg

Environment
Ambient air temperature for operation -15...50 °C
Operating altitude 0...2000 m
Storage altitude 0...2000 m
Environmental characteristic Corrosive gas free
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Relative humidity 95 % non-condensing for operation
95 % non-condensing for transport
95 % non-condensing for storage

Ambient air temperature for storage -40...70 °C
IP degree of protection IP65 on front face

IP20 on back part
Pollution degree 2 conforming to EN/IEC 60664-1
Vibration resistance 1.5 mm (f = 3...150 Hz

2 gn
Shock resistance 15 gn for 11 ms
Electromagnetic compatibility Radiated radio-frequency electromagnetic field immunity test test level: 1 V/m - 2...3 GHz conforming

to EN/IEC 61000-4-3
Disturbing field emission test level: 120...69 dBµV/m QP - power lines (DC) conforming to EN/IEC
55011
Electrical fast transient/burst immunity test test level: 1 kV conforming to EN/IEC 61000-4-4
Electrostatic discharge test level: 8 kV - air discharge conforming to EN/IEC 61000-4-2
Surge immunity test test level: 0.5 kV - common mode conforming to EN/IEC 61000-4-5
Disturbing field emission test level: 30...230 MHz - class A - 10 m conforming to EN/IEC 55011
Radiated radio-frequency electromagnetic field immunity test test level: 10 V/m - 80 MHz...1 GHz
conforming to EN/IEC 61000-4-3
Conducted RF disturbances test level: 10 Vrms - 0.15...80 MHz conforming to EN/IEC 61000-4-6
Disturbing field emission test level: 10...150 kHz - power lines (DC) conforming to EN/IEC 55011
Disturbing field emission test level: 150...1500 kHz - power lines (DC) conforming to EN/IEC 55011
Magnetic field at power frequency test level: 30 A/m - 50/60 Hz conforming to EN/IEC 61000-4-8
Electrostatic discharge test level: 4 kV - contact discharge conforming to EN/IEC 61000-4-2
Disturbing field emission test level: 1.5...30 kHz - power lines (DC) conforming to EN/IEC 55011
Surge immunity test test level: 0.5 kV - differential mode conforming to EN/IEC 61000-4-5
Radiated radio-frequency electromagnetic field immunity test test level: 3 V/m - 1.4...2 GHz
conforming to EN/IEC 61000-4-3
Disturbing field emission test level: 230 MHz...1 GHZ - class A - 10 m conforming to EN/IEC 55011
Disturbing field emission test level: 79...63 dBμV/m QP - power lines (DC) conforming to EN/IEC
55011
Disturbing field emission test level: 40 dBμV/m QP - class A - 10 m conforming to EN/IEC 55011
Disturbing field emission test level: 47 dBμV/m QP - class A - 10 m conforming to EN/IEC 55011
Disturbing field emission test level: 63 dBμV/m QP - power lines (DC) conforming to EN/IEC 55011

Offer Sustainability
Sustainable offer status Green Premium product
RoHS (date code: YYWW) Compliant  - since  1431  -  Schneider Electric declaration of conformity

Schneider Electric declaration of conformity

REACh Reference not containing SVHC above the threshold
Reference not containing SVHC above the threshold

Product environmental profile Available

Product environmental

Product end of life instructions Available

End of life manual

http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=export&pid=418697570&lang=en-us
http://www.reach.schneider-electric.com/DistantRequestDispatcher.aspx?action=check&pid=418697570&lang=en-us
http://download.schneider-electric.com/files?p_Doc_Oid=652966907
http://download.schneider-electric.com/files?p_Doc_Oid=654498310
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Product data sheet
Presentación

TMH2GDB

Terminal gráfico remoto

Descripción general

1: Tecla F1
2: Tecla MOD
3: Tecla ESC
4: Teclas R1 a R4
5: Pantalla gráfica
6: Tecla de inicio
7: Tecla de información
8: Tecla F2
9: Rueda táctil/OK/Flechas
10: Separador antirrotación
11: Tuerca de instalación
12 : Llave de tubo (ZB5AZ905)
13: Línea serie RJ45 (RS-485)
14 : Conexión a tierra funcional (tierra)
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Product data sheet
Esquemas de dimensiones

TMH2GDB

Terminal gráfico remoto

Dimensiones
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Product data sheet
Montaje y aislamiento

TMH2GDB

Montaje y distancias

Disposición·de los orificios de montaje

Distancias mínimas


