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INNOVATIVE TECHNOLOGIES Cable joints / cable clamps

T SK/PG/KGM

Cahla 1AiAF
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The cable joints IP 67 are used for Cable junction boxes

Watertlght JOInIng Of fleXIble Cables and TYPE EAN NR. POLES UNION MAXV  DIM. CABLE DIAM.

for repair of cable break downs. A safe SLEEVES L MIN  MAX
i SK-2-2500 61000001 2 PG-11 600 24 100 6 125

and rObUSt Cable JOInt for 2’ 3 and 5 SK-3-2500 61000002 3 PG-16 600 28 120 6 15,0

conducts which will almost never wear SK-5-2500 61000003 5 PG-21 600 25 150 10 19,0

out.

Material: Nylon 6.6, ambient temperature: -20°-60°C.
Colours: Black, also available in grey.

inintg are 1cad F hn'l-h AC
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and DCs upply, e.g. for garden light,

- Cable clamps
hedge trimmers, garden pumps or in

. . TYPE A B C D E F
connection with temporary power -
supply such as Christmas tree fairy PG-9 152 230 85 11,0 32 19
. : PG-11 18,6 250 9,0 135 3,5 21
lights, roadwork signals or at ST R
construction sites. PG-16 22,5 29,0 10,0 16,5 4,0 25

PG-21 28,3 37,0 135 220 55 32

PG-29 37,0 47,0 17,0 29,5 7,5 42

. . M-16 14,0 235 9,0 11,0 3,5 19

Cable clamps with reversible clamp are |, S o e D ) e

easily adjustable to various cable
diameters and are used for cable lead-
in into boxes, boards, electrical devices
etc.

Material: Nylon 6.6, ambient temperature: -20°-100°C.
Colours: Black and grey.






