LED Bulb (4 Pack)
E27, Frosted Globe

PIO-ELEC

RoHS
Compliant

Specifications
ﬁ — Lamp Style : Frosted Globe
T Lamp Base Type : E27
o 3 \ Y A = S — W LED Colour : Warm White
1000Im LED Globe Lamp Dimmable :No
Luminous Flux :1000Im
Power Rating 1MW
Voltage Rating : 220-240V AC, 50Hz
Life Span : 25000h
On/Off : 15000x
Temperature : 3000K
% % CRI 180
% % Beam Angle : 200° (Deg.)
; A Equivalent Power 1 T2W
Warm White E27/ES E o C€ Efficiency Rating A+
Power/1000h : 11kWh/1000h
Dimensions (L x D) 2 115.9mmx60mm

Part Number Table

Description Part Number
LED Lamp, Frosted Globe, E27,
Warm White, 11W, 60mm, 4 Pack PEL00184
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