Series D240/ D2400
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Technical data
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The serie D240Q ist equiped with an electro-

nical motor, including MICRONEL ASIC
(3 leads)

— Long life

— voltage range 5—16 V DC

— tacho signal (speed indicator)

— PWM (Rpm independent of V DC)

— current limitation

Option: 10 leads-version with further
functions
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Molex 3 pin o external module,
u connection [1285mm|  height 10mm
Price 1-4 pcs.

Price 5-24 pcs.
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