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HDP-20 Basic Shielding Hardware Kits (Continued)
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Size P(c:):ri‘ttiz(r:its o B Outer Dia. Bundle Method Plug Kit Numbers Receptacle Kit Numbers
Range Dia.t
1 9 700 1.535 .165-.455 .350 Standard 1658645-1 1658646-1
17.78 38.99 4.19-11.56 8.89 Clinch Nut 5748526-1 5748536-1
> 15 1.024 1.535 .165-.455 .350 Standard 1658647-1 5747539-1
26.01 38.99 4.19-11.56 8.89 Clinch Nut 5750636-1 5787908-1
3 25 1.576 1.535 .165-.455 .350 Standard 1658648-1 1658649-1
40.03 38.99 4.16-11.56 8.89 Clinch Nut — 1658662-1
2.215 1.892 .338-.562 .450 Standard 1658650-1 1658651-1
4 37 56.26 48.06 8.59-14.28 11.43 Clinch Nut 5786929-1 —
2.120 1.876 .338-.480 .450
5 50 53.85 47.65 859-12.19 11.43 Standard 1658652-1 1658653-1
Notes: 1. Plugs accept size 20 DF pin contacts and receptacles accept size 20 DF socket contacts.
2. Components of the kits are shipped unassembled and bulk-packaged in quantities of 100 pieces.
tMaximum cable diameter after jacket and braid removed.
Note: All part numbers are RoHS compliant.
Catalog 82068 Dimensions are shown for ~ Dimensions are ininches and ~ Canada: +1 (905) 475-6222 UK: +44 (0) 800-267666
Revised 4-12 reference purposes only. millimeters unless otherwise Mexico/C. Am.: +52 (0) 55-1106-0800  France: +33 (0) 1-3420-8686
Specifications subject specified. Latin/S. Am.: +54 (0) 11-4733-2200 Netherlands: +31 (0) 73-6246-999
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