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Part Number: 0565790576
Status: Active
Overview: USB Products and Solutions
Description: USB On-The—Go (0TG) Mini—AB Receptacle, Right—Angle, Surface Mount Solder
Tails and Shell Tabs, with Cover Tape, Lead-Free
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Solder Process Data

Series image — Reference only

EU ELV
Not Relevant

EU RoHS

Compliant

REACH SVHC

Not Contained Per
-ED/01/2018 (15
January 2018)
Halogen-Free
Status

Not Low-Halogen
Need more information on product
environmental compliance?

China RoHS

Email productcompliance@molex. com
Please visit the Contact Us section for
any non—product compliance questions

China ROHS Green Image

ELV Not Relevant

Prop65 Missing Compliance
Data

RoHS Phthalates Not Contained

Search Parts in this Series
56579 Series

Mates With
USB OTG mini-A Plug|USB OTG mini-B Plug
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Duration at Max. Process Temperature (seconds) 003

Lead—freeProcess Capability REFLOW
Max. Cycles at Max. Process Temperature 001
Process Temperature max. C 250
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