ONCONTROLLED DOCUMENT PART NUMBER REV.
SSI=LXR4815GD—-1580 D

REV. | E.CN. NUMBER AND REVISION COMMENTS DATE
A | REDRAWN, UPDATED SAFE OPER. SPECS. 10.27.94
B | CORRECTED WIRE STRIP LENGTH. 11.17.94
©10.00 [©0.394] ¢ | ECN. #10674. 10.30.00
| D | E.C.N. #10BRDR. & REDRAWN IN 3D. 1.10.02
5.00 [0.197]
' 15.00 [0.591] ELECTRO—OFTICAL CHARACTERISTICS TA=25'C If=20mA
> 7.0 [0.293] PARAMETER MIN P MAX _ UNTS  TEST COND
> | PEAK WAVELENGTH 565 nm
FORWARD VOLTAGE 22 2.6 Vi
REVERSE VOLTAGE 50 Ve Ip=100uA
J AXIAL INTENSITY 30 med = 20mA
— 7,00 [#0.276] VIEWING ANGLE 60 2x theta
EMITTED COLOR: GREEN
J L EPOXY LENS FINISH: GREEN DiFFUSED
dld 152.4:%%%(’ ® \®
[ 6000 §354 ,
LIMITS OF SAFE OPERATION AT 257
| - U PARAMETER MAX LNITS
J H 950 [0.374] PEAK FORWARD CURRENT* 150 A
STEADY CURRENT 25 A
f POWER DISSIPATION 105 mw
PANELGUTOUT DERATE FROM 25 -12 mw/C
NOTES: OPERATING, STORAGE TEMP, —4070 485 C

@8.20 [©0.3231] * <1048
E11. SSL-LX50B3GD, GREEN LED. TRIM LEADS TO Smm.
2. S3-LXR4815, CHROME HOUSING.
3. SSH-LXH481585G, BLACK NYLON BUSHING. (NOT SEEN)
4. ANODE LEAD: LXP—WST24RDTOC, RED INSLLATION,
16Dmm LONG, STRIP Zmm & 9.5mm.
B 5. CATHODE LEAD: LXP-WST24BLTQOC, BLACK INSULATION,
16Dmm LONG, STRIP 2mm & 9.5mm.

CNVCONTIROLLELD LOCUMENT

*UNLESS OTHERWISE SPECIFIED TOLERANCES PER DECNAL PRECISON ARE: X=41 (0.030], XX=105 (£0.020), XXX=£0.25 (0010}, XNXX=20.127 (+0005). LEAD SUE=£0.05 (£0902), LEAD LENGTH=£075 (x0.030). MN= FJEENAL PRECEION ypy - 4000 ormision
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IN PART FROM OSCLOSURE AND DSSENNATION TO ALL THRO PARTES. | . TW WEB: www.lumex.com.tw
T—-Smm 565nm GREEN LED PANEL INDICATOR LED, OUR NANY VEARS OF Eméﬁﬂ%wmﬂ INOCATE THT DRAWN BY: | CHECKED BY: JAPPROVED RY: gﬂ;i 14.3__95:
" SOLDER HEAT IS A MAJOR GAUSE OF EARLY AND FUTURE FAILURE :
GREEN DIFFUSED LENS, WITH 67 WIRE LEADS. PLEASE PAY ATTENTIZN T YOUR SCLOERING PROCESS. ae SCALE:  N/A




