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INTERNUTS(UNC#4-40)

SCREW

8P8C FEMALE SHIELDED JACK(3u")
BLACK MOLDING

NOTE:
1. CABLE:UTP,CAT.5E,4PAIR,MULTI WIRE ,24#,0D=5.3mm BLACK PVC JACKET.

2. LENGTH:300mm

3. CONNECTOR:8P8C FEMALE(WITH METAL SHIDLE)*1PCS,8P8C MALE*1PCS

4. MOLD:BALCK MOLDING.

5. CONTACTS:

8P8C 8P8C

1:><:><:1 WHITE /ORANGE
2 2 ORANGE
& XX TR (oREEN
6 GREEN
4 4 BLUE
5:><:X:5 WHITE /BLUE
7:><:><:7 WHITE /BROWN
8 8 BROWN

6. OPEN/SHORT TEST: 100% TEST.
INSULATION: MIN. 5SM.
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Screw:UNC4-40#

0 O
v

R p—
&
8P8C MALE 3u"
BLACK MOLDING




