VDE INSULATED
SCREWDRIVERS

Ergonomic Handles
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For Professionals... Since 1857"



Meet or exceed the IEC 60900
and ASTM F1505 standards

for insulated tools and are
clearly marked with the official

1000-volt rating symbol. REWDRIVEH
prevents tool loss

N 1000 V °

Durable, molded insulation O
to meet or exceed all VDE

standards for insulated tools.

for
greater torque and comfort.

£56S DI

for easier access to circuit breakers
and other tight spaces. *32228ins & 32229INS are not stim-profie.
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Cat. Tip Tip Shank Overall
No. Type Size Length  Length

32228INS cabinet-tip 25mm  75mm 180 mm

32229INS cabinet-tip 3,0mm 100 mm 180 mm

32230INS cabinet-tip 35mm 100 mm 190 mm

32243INS cabinet-tip 40mm 100 mm 190 mm

32244INS cabinet-tip 55mm 125mm 225 mm

32245INS cabinet-tip 6,5mm 150 mm 260 mm

32246INS Pozidriv® #1 80mm 180 mm
32247INS Pozidriv® #2 100 mm 210 mm
32258INS Phillips-tip #1 80mm 180 mm
32259INS Phillips-tip #2 100 mm 210 mm

32228INS, 32243INS, 32244INS,

32268INS SPieceSet oo 16INS, 32247INS

Order 6 units of 32268INS

and get the counter display.
g piay PoziDriv® is a registered trademark of the Phillips Screw Company.

See our complete line of Insulated products
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