
• Modular design provides extreme versatility in mounting options
• Screw press terminal for secure wiring
• 70/25V selectable transformer
• Optional CMPPNDKIT allows 4 speakers to be hung 
	 from open ceiling or mounted to drop ceiling.
• Lifetime warranty

4” 70/25V Modular Corner 
Mount Speaker

SMSM4I1B6	  Black housing

SMSM4I1W6	  White housing

Features
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Specifications
RMS Power.............................15W
Max. Power.............................30W	
Transformer Type....................70/25V (selectable)
Transformer Power Type.........6W, 3W, 1.5W, 0.75W & 8 Ohms
Termination Type.....................Screw press terminal
Sensitivity (1W/1M)..................85dB
Maximum SPL (Pax/1M)..........99dB
Driver Impedance....................8 Ohms
Magnet....................................5.5 oz. ferrite
Frequency Response Range...175Hz ~ 20kHz
Dispersion @ 1000Hz.............100º Conical
Driver.......................................4” Treated paper woofer, 
	 0.5” mylar tweeter
Speaker Dimensions...............5.5” back to front along each axis, 
	 7.5” across each side
Weight.....................................2.1 lbs.
Material..................................... Body: ABS
	 Grille: Steel
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