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TERMINAL STRIPS

WIRE TO BOARD 
CONNECTORS

CIRCULAR 
CONNECTORS

IP68 CONNECTORS

I N T E R FAC E  M O D U L E S  &  R E L AY  B A S E S R E L AY  B A S E SI N T E R FAC E  M O D U L E S

FM 28614                               EMS 613558                

D i o d e  m o d u l e  a n d  c o m p o n e n t 
m o d u l e s
P r o d u c t  ove r v i ew
• Protects against return voltage to 

circuits
• Low profile
• 45°cable entry for easy access
•  Available also as a component 

carrier
• Custom interfaces avaliable to order

SPECIF ICATION

Voltage 250V DC max

Current 1A max

Characteristics of IN4007 1000V Peak 250V 1Amp

Width 82mm

Length 45mm

CIM/8W

PART  NO. DESCRIPT ION

CIM/8W-D10 Diode module

CIM/8W-COMP Without diodes
component carrier

1      3      5     7    9    11   13   15

 2      4     6     8   10   12   14   16

Type CIM/8W-D10
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