ENFORLER

Wireless

One and Two-Channel RF Receivers

SK-910RBQ 315MHz, 1 Channel
SK-910RB2Q  315MHz, 2 Channel
SK-910R-4Q  433.92MHz, 1 Channel
SK-910RB2-4Q 433.92MHz, 2 Channel

Features:

SK-910RBQ / SK-910R-4Q

Five programmable relay output modes:
o 4-Second momentary
o 1-Second momentary
o Toggle (ON/OFF)
o Validity
o Latcht
o 11~24 VAC/VDC Operation
¢ Range: Up to 500ft (152m)*
o Controls garage doors, gates, house lights, alarm
panels or other devices via remote SK-910RB2Q / SK-910RB2-4Q
o LED indicates RF reception, learn mode entered,
transmitter learned, memory cleared, and relay
output mode
e Pushbutton programming, no need to cut jumperst
¢ Up to 15 transmitter button codes can be learned

11~24§ LED

VAC/VDC B Indicators

Specifications: Compatible Transmitters:

Model SK-910RBQ | SK-910RB2Q | SK-910R-4Q | SK-910RB2-4Q 315MHz

Operating frequency 315MHz 433.92MHz Model CODEBUMP™_| 68 Billion Codes

Memory capacity 15 transmitter button codes per channel ST GBgendagtK e Handheld
Operating voltage 11-24 VACVDC SK-910RBQ | gk.917T1-GBUQ | SK-919T1-GBUQ | SK-919TP1H-BQ
Operating | Standby 8mA@12VDC SK-917T2-GNQ | SK-919T2-GNQ | SK-919TP2H-NQ
current Active 30mA@12VDC per channel SK-910RB2Q | SK-917T3-GNQ SK-919T3-GNQ SK-919TP4H-NQ
Relay contact rating Form C 10A@24VDC per channel SK-917T4-GNQ SK'919T4'GNQ_ |

c " S terminals. + - with NO/NC/COM h I 433.92MHz Pendant 68 Billion codes

onnectors cre'?/v ern:mz: S, +,-, Wi " perc" anne" SK939T1-GBQ
Dimensions 32t 3Ux2"he'x1 e SK-910R-4Q SK-939T1-GBUQ
(80x65x25 mm) (83x68x27.5 mm) SK-939T2-GNQ
SK-910R2-4Q SK-939T3-GNQ
SK-939T4-GNQ

*Operating range will vary greatly depending on the installation and operating environment.

TSK-910RBQ, SK-910RB2Q, and SK-910RB2-4Q only
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ENFORLER

Wireless

Three and Four-Channel RF Receivers

SK-910R3Q  315MHz, 3 Channel
SK-910R4Q  315MHz, 4 Channel
SK-910R4-4Q 433.92MHz, 4 Channel*

Features:

e Four programmable relay output modes:
o Momentary (1, 2, 3, 4, 5, 10, 30, or 60 seconds)
Toggle (ON/OFF)
o Latch
o Validity
e 11~24 VAC/VDC Operation
e Range: Up to 5001t (152m)t
¢ Controls garage doors, gates, house lights, alarm
panels or other devices via remote
o LED indicates RF reception, learn mode entered,
transmitter learned, memory cleared, and relay
output mode
e Pushbutton programming, no need to cut jumpers
o Up to 15 transmitter button codes can be learned 4

SK-910R3Q

O

SK-910R4Q

11~24§ LED

VAC/VDC H Indicators

Specifications: Compatible Transmitters:
Model SK-910R3Q | SK-910R4Q | SK-910R4-4Q 315MHz
Operating frequency 315MHz 433.92MHz Model CODEBUMP™ 68 Billion Codes
Memory capacity 15 transmitter button codes per channel Pendant Handheld
Operating volt 11~24 VACVDC SK-910R3 SKeATTTIORA | SevoTi GBA
perating votage O10R3Q | 5K.917T1-GBUQ | SK-919T1-GBUQ | SK-919TP1H-BQ
Operating Standby 12mA@12VDC SK-917T2-GNQ | SK-919T2-GNQ SK-919TP2H-NQ
current Active 50mA@12VDC per channel SK-910R4Q gﬁglmgmg gﬁg}gﬁg“g SK-919TP4H-NQ
Relay contact rating Fo.rm C 10A@?4VDC per channel 433.92MHz Pendant 63 Billion codes
Connectors Screw terminals, +,-, with NO/NC/COM per channel SK939T1-GBQ
Dimensions 31/g"x2%16"x1" (80x65%25 mm) SK-939T1-GBUQ
SK-910R4-4Q SK-939T2-GNQ
. . . SK-939T3-GNQ
*Special order item. Contact SECO-LARM for more details. SK-939T4-GNQ

tOperating range will vary greatly depending on the installation and operating environment.
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ENFORLER

Miniature One and Two-Channel RF Receivers

SK-910RAQ  3A relay output, 1 Channel
SK-910RAVQ Transistor Group O/P, 1 Channel
SK-910RAV2Q Transistor Group O/P, 2 Channel

Features:

o Four programmable output modes:
o 4-Second Momentary Output
Validity Output
Toggle Output
o 1-Second Momentary Output
o Flexible operating voltage:
SK-910RAQ: 11~24VAC/NVDC
SK-910RAVQ / SK-910RAV2Q: 3~13.8 VDC
o Up to 500ft (152m) range*, 315MHzt
¢ Controls garage doors, gates, house lights, alarm panels,
or other devices via remote
o Compatible with all 315MHz SECO-LARM transmitters
(fixed code and CODEBUMP™)
o LED indicates RF reception, learn mode entered,
transmitter learned, memory cleared, and relay output
mode

@)

SK-910RAQ

@)

SK-910RAV2Q

Specifications: 315MHz
Model SK-910RAQ | SK-910RAVQ | SK-910RAV2Q Frequency
Operating frequency 315MHz
Memory capacity 15 transmitter button codes per channel
Operating voltage V. Ag\ﬁgc 3~13.8VDC
Range Up to 500ft (152m) Compatible Transmitters:
Standby 5mA@12VDC
Current LED 315MHz
draw Flashing | 0MA@12VDC 15mA@12VDC Model CODEBUMP™ _| 68 Billion Codes
Programmable 4-sec. momentary (default), 1-sec. Pendant Handheld
Output mode momentary, toggle (ON/OFF), or validity SK-910RAQ SK-917T1-GBQ | SK-919T1-GBQ
3A Form C relay | Transistor GND x | Transistor GND x SK910RAVQ SKCOTTI-GBUQ | SKOTBTTGBUQ | SK919TP1H BQ
- SK-917T2-GN SK-919T2-GN SK-919TP2H-N
Outputtype (NOINCICOM) | 1,5A@12VDC_| 2, 3A@12VDC SOOI SKCONTTIONG | SKSISTSONG | SKoteTPaNG
Dimensions 33/16"x2%/16"x%/4" (80x65x19 mm) i SK-917T4-GNQ SK-919T4-GNQ

*Operating range will vary greatly depending on the installation and operating environment.
1433.92MHz Miniature RF Receivers also available by special order only. Contact SECO-LARM for more details.
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