MC 5%
Thick Fil

Series
m Chip Resistors
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Features:

Performance Specifications:
Temperature coefficient 1 15%: 1Q ~ 10Q < +400PPM/°C; 11Q ~ 10MQ < +200PPM/°C

Short-time overload

Insulation resistance

Dielectric withstanding voltage

Terminal bending
Soldering heat
Minimum solderability
Temperature cycling

*1%: 10Q ~ 100Q < £200PPM/°C; 101Q ~ 1MQ < £100PPM/°C.

: £5%: £(2.0% +0.1Q) Maximum
£1%: £(1.0% +0.1Q) Maximum.
: 21000 MegaOhm.

- +(1.0% +0.05Q) Maximum .

¢  Small size and light weight.

e Suitable for both flow and re-flow soldering.

¢ Reduction of assembly costs and matching with placement machines.
e Supplied on 8mm tape individually marked (reel = 5K pieces)

: Resistance change rate is £(1.0% + 0.05Q) Maximum.

: 95% coverage.
: £5%: £(1.0% +0.05Q) Maximum

+1%: +(0.5% +0.05Q) Maximum.
Humidity (Steady state) 1 £5%: £(3.0% +0.1Q) Maximum
1 £1%: £(0.5% +0.1Q) Maximum.

Load life in humidity

Load life

+1%: £(1.0% +0.1Q) Maximum.
1 £5%: £(3.0% +0.1Q) Maximum

*(
*(
*(
1 £5%: £(3.0% +0.1Q) Maximum
*(
*(
+1%: £(1.0% +0.1Q) Maximum.

: No evidence of flashover, mechanical damage, arcing or insulation breakdown.

*The values which are not of standard E-24 series (2% & 5%) and not of E-96 series (1%) could be offered on a case to case basis.

Specification Table

Power Maximum Maximum Overatin
. . o Working Overload p g Tolerance Resistance Standard
Series Rating at 70°C Temperature o .
(W) Voltage Voltage (°C) (%) Range Series
V) V)
1A 2A Jumper <50mQ £96
MC 0603 1/16 -55 - +155 +1 10Q - 1IMQ E24
50 100 12 1Q - 10MQ E24
15 1Q - 10MQ
2A 4A < Q
Jumper 50m £96
MC 0805 110 -55 - +155 +1 10Q - TMQ E24
150 300 12 1Q - 10MQ E24
15 1Q - 10MQ
2A 4A Jumper <50mQ £96
MC 1206 1/8 -55 - +155 +1 10Q - 1IMQ E24
200 400 +2 1Q - 10MQ E24
5 1Q - 10MQ
Q
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MC 5% Series
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Construction:

Protective coating

L rminati-:un Couter) Sn plating fim

Termination (between) Mi plating film

High purity alumina substrate

Termination (inner) AaPd (or Mi-Cr alloy)

Resiztive elemernt

Power Rating and Dimension:

L >
L1 |
|
| L2
<>
Dimension
Series Length (WV\)“g:)h,l 5 Height Length Length
(L) 010 (H) 20.10 (L1) £0.20 (L2) £0.20
MC 0603 1.6 £0.10 0.80 0.45 0.30 0.30
MC 0805 2.0 £0.15 1.25 0 0.40 0.40
.55
MC 1206 3.10 £0.15 1.60 0.45 0.45
Derating Curve
550 70°C @
100 S5°C + +155°C
- I : :
= ' . .
R Y :
[y u .
o . . \ '
R : :
A : . .
510 n '
E L] : []
=z . . .
20 | - :
L} - u
" - ]
. . N
-60 -30 0 30 E0 a0 120 150 180

Ambient temperature (°C)
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Marking on the Resistors Body

5% tolerance product. (Including resistance values less than 1Q; both 1% and 5%) The marking is 3 digits, the first 2 digits are

the significant figures of the resistance and the 3rd digit denotes number of zeros.

153 = 15000Q2 = 15KQ; 120 = 12Q

153

Below 10Q shown as this: 6R8 = 6.8Q

6R8

mult?comp
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Resistance Preferred Value Range

E6 E12 E24  E9 E6 E12 E24  E9 E6 E12 E24  E9
10 10 10 10.0 215 464
10.2 22 22 22 22.1 47 47 47 475

10.5 22.6 48.7

10.7 23.2 49.9

1 1.0 | 23.7 51 51.1

11.3 24 243 52.3

1.5 24.9 53.6

11.8 25.5 54.9

12 12 12.1 26.1 56 56 56.2
12.4 27.7 57.6

12.7 27 27 27.4 59.0

13 13.0 28.0 60.4
13.3 28.7 62 61.9

13.7 29.4 63.4

14.0 30 30.1 64.9

14.3 30.9 66.5

14.7 31.6 68 68 68 68.1

15 15 15 15.0 32.4 69.8
15.4 33 33 33 33.2 71.5

15.8 34.0 73.2

16 16.2 34.8 75 75.0
16.5 35.7 76.8

16.9 36 36.5 78.7

17.4 37.4 80.6

17.8 38.3 82 82 82.5

18 18 18.2 39 39 39.2 84.5
18.7 40.2 86.6

19.1 41.2 88.7

19.6 42.2 91 90.9

20 20.0 43 43.2 93.1
20.5 44.2 95.3

21.0 45.3 97.6

Above values in accordance with IEC Publication 63 (1963) and BS2488
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Part Number Table

Resistance Value

Part Number

30K MC 0.1W 0805 5% 30K.
OR MC 0.063W 0603 OR
10R MC 0.063W 0603 5% 10R
100R MC 0.063W 0603 5% 100R
1K MC 0.063W 0603 5% 1K
10K MC 0.063W 0603 5% 10K
100K MC 0.063W 0603 5% 100K
™ MC 0.063W 0603 5% 1M
12R MC 0.063W 0603 5% 12R
120R MC 0.063W 0603 5% 120R
1K2 MC 0.063W 0603 5% 1K2
12K MC 0.063W 0603 5% 12K
120K MC 0.063W 0603 5% 120K
15R MC 0.063W 0603 5% 15R
150R MC 0.063W 0603 5% 150R
1K5 MC 0.063W 0603 5% 1K5
15K MC 0.063W 0603 5% 15K
150K MC 0.063W 0603 5% 150K
1R5 MC 0.063W 0603 5% 1R5
18R MC 0.063W 0603 5% 18R
180R MC 0.063W 0603 5% 180R
1K8 MC 0.063W 0603 5% 1K8
18K MC 0.063W 0603 5% 18K
180K MC 0.063W 0603 5% 180K
22R MC 0.063W 0603 5% 22R
220R MC 0.063W 0603 5% 220R
2K2 MC 0.063W 0603 5% 2K2
22K MC 0.063W 0603 5% 22K
220K MC 0.063W 0603 5% 220K
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Part Number Table

Resistance Value

Part Number

2R2 MC 0.063W 0603 5% 2R2
27R MC 0.063W 0603 5% 27R
270R MC 0.063W 0603 5% 270R
2K7 MC 0.063W 0603 5% 2K7
27K MC 0.063W 0603 5% 27K
270K MC 0.063W 0603 5% 270K
33R MC 0.063W 0603 5% 33R
330R MC 0.063W 0603 5% 330R
3K3 MC 0.063W 0603 5% 3K3
33K MC 0.063W 0603 5% 33K
330K MC 0.063W 0603 5% 330K
3R3 MC 0.063W 0603 5% 3R3
39R MC 0.063W 0603 5% 39R
390R MC 0.063W 0603 5% 390R
3K9 MC 0.063W 0603 5% 3K9
39K MC 0.063W 0603 5% 39K
390K MC 0.063W 0603 5% 390K
47R MC 0.063W 0603 5% 47R
470R MC 0.063W 0603 5% 470R
4K7 MC 0.063W 0603 5% 4K7
47K MC 0.063W 0603 5% 47K
470K MC 0.063W 0603 5% 470K
4R7 MC 0.063W 0603 5% 4R7
56R MC 0.063W 0603 5% 56R
560R MC 0.063W 0603 5% 560R
5K6 MC 0.063W 0603 5% 5K6
56K MC 0.063W 0603 5% 56K
560K MC 0.063W 0603 5% 560K
68R MC 0.063W 0603 5% 68R
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Part Number Table

Resistance Value

Part Number

680R MC 0.063W 0603 5% 680R
6K8 MC 0.063W 0603 5% 6K8
68K MC 0.063W 0603 5% 68K
680K MC 0.063W 0603 5% 680K
6R8 MC 0.063W 0603 5% 6R8
82R MC 0.063W 0603 5% 82R
820R MC 0.063W 0603 5% 820R
8K2 MC 0.063W 0603 5% 8K2
82K MC 0.063W 0603 5% 82K
820K MC 0.063W 0603 5% 820K
OR MC 0.1W 0805 OR
10R MC 0.1W 0805 5% 10R
100R MC 0.1W 0805 5% 100R
1K MC 0.1W 0805 5% 1K
10K MC 0.1W 0805 5% 10K
100K MC 0.1W 0805 5% 100K
™ MC 0.1W 0805 5% 1M
1R MC 0.1W 0805 5% 11R
110R MC 0.1W 0805 5% 110R
1K1 MC 0.1W 0805 5% 1K1
11K MC 0.1W 0805 5% 11K
110K MC 0.1W 0805 5% 110K
12R MC 0.1W 0805 5% 12R
120R MC 0.1W 0805 5% 120R
1K2 MC 0.1W 0805 5% 1K2
12K MC 0.1W 0805 5% 12K
120K MC 0.1W 0805 5% 120K
13R MC 0.1W 0805 5% 13R
130R MC 0.1W 0805 5% 130R
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Part Number Table

Resistance Value

Part Number

1K3 MC 0.1W 0805 5% 1K3
13K MC 0.1W 0805 5% 13K
130K MC 0.1W 0805 5% 130K
15R MC 0.1W 0805 5% 15R
150R MC 0.1W 0805 5% 150R
1K5 MC 0.1W 0805 5% 1K5
15K MC 0.1W 0805 5% 15K
150K MC 0.1W 0805 5% 150K
1RS MC 0.1W 0805 5% 1RS
16R MC 0.1W 0805 5% 16R
160R MC 0.1W 0805 5% 160R
1K6 MC 0.1W 0805 5% 1K6
16K MC 0.1W 0805 5% 16K
160K MC 0.1W 0805 5% 160K
18R MC 0.1W 0805 5% 18R
180R MC 0.1W 0805 5% 180R
1K8 MC 0.1W 0805 5% 1K8
18K MC 0.1W 0805 5% 18K
180K MC 0.1W 0805 5% 180K
20R MC 0.1W 0805 5% 20R
200R MC 0.1W 0805 5% 200R
2K MC 0.1W 0805 5% 2K
20K MC 0.1W 0805 5% 20K
200K MC 0.1W 0805 5% 200K
22R MC 0.1W 0805 5% 22R
220R MC 0.1W 0805 5% 220R
2K2 MC 0.1W 0805 5% 2K2
22K MC 0.1W 0805 5% 22K
220K MC 0.1W 0805 5% 220K
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Part Number Table

Resistance Value

Part Number

2R2 MC 0.1W 0805 5% 2R2
24R MC 0.1W 0805 5% 24R
240R MC 0.1W 0805 5% 240R
2K4 MC 0.1W 0805 5% 2K4
24K MC 0.1W 0805 5% 24K
240K MC 0.1W 0805 5% 240K
27R MC 0.1W 0805 5% 27R
270R MC 0.1W 0805 5% 270R
2K7 MC 0.1W 0805 5% 2K7
27K MC 0.1W 0805 5% 27K
270K MC 0.1W 0805 5% 270K
30R MC 0.1W 0805 5% 30R
300R MC 0.1W 0805 5% 300R
3K MC 0.1W 0805 5% 3K
30K MC 0.1W 0805 5% 30K
300K MC 0.1W 0805 5% 300K
33R MC 0.1W 0805 5% 33R
330R MC 0.1W 0805 5% 330R
3K3 MC 0.1W 0805 5% 3K3
33K MC 0.1W 0805 5% 33K
330K MC 0.1W 0805 5% 330K
3R3 MC 0.1W 0805 5% 3R3
36R MC 0.1W 0805 5% 36R
360R MC 0.1W 0805 5% 360R
3K6 MC 0.1W 0805 5% 3K6
36K MC 0.1W 0805 5% 36K
360K MC 0.1W 0805 5% 360K
39R MC 0.1W 0805 5% 39R
390R MC 0.1W 0805 5% 390R
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Part Number Table

Resistance Value

Part Number

3K9 MC 0.1W 0805 5% 3K9
39K MC 0.1W 0805 5% 39K
390K MC 0.1W 0805 5% 390K
43R MC 0.1W 0805 5% 43R
430R MC 0.1W 0805 5% 430R
4K3 MC 0.1W 0805 5% 4K3
43K MC 0.1W 0805 5% 43K
430K MC 0.1W 0805 5% 430K
47R MC 0.1W 0805 5% 47R
470R MC 0.1W 0805 5% 470R
4K7 MC 0.1W 0805 5% 4K7
47K MC 0.1W 0805 5% 47K
470K MC 0.1W 0805 5% 470K
4R7 MC 0.1W 0805 5% 4R7
51R MC 0.1W 0805 5% 51R
510R MC 0.1W 0805 5% 510R
5K1 MC 0.1W 0805 5% 5K1
51K MC 0.1W 0805 5% 51K
510K MC 0.1W 0805 5% 510K
56R MC 0.1W 0805 5% 56R
560R MC 0.1W 0805 5% 560R
5K6 MC 0.1W 0805 5% 5K6
56K MC 0.1W 0805 5% 56K
560K MC 0.1W 0805 5% 560K
62R MC 0.1W 0805 5% 62R
620R MC 0.1W 0805 5% 620R
6K2 MC 0.1W 0805 5% 6K2
62K MC 0.1W 0805 5% 62K
620K MC 0.1W 0805 5% 620K
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Part Number Table

Resistance Value Part Number
68R MC 0.1W 0805 5% 68R
680R MC 0.1W 0805 5% 680R
6K8 MC 0.1W 0805 5% 6K8
68K MC 0.1W 0805 5% 68K
680K MC 0.1W 0805 5% 680K
6R8 MC 0.1W 0805 5% 6R8
75R MC 0.1W 0805 5% 75R
750R MC 0.1W 0805 5% 750R
7K5 MC 0.1W 0805 5% 7K5
75K MC 0.1W 0805 5% 75K
750K MC 0.1W 0805 5% 750K
82R MC 0.1W 0805 5% 82R
820R MC 0.1W 0805 5% 820R
8K2 MC 0.1W 0805 5% 8K2
82K MC 0.1W 0805 5% 82K
820K MC 0.1W 0805 5% 820K
91R MC 0.1W 0805 5% 91R
910R MC 0.1W 0805 5% 910R
9K1 MC 0.1W 0805 5% 9K1
91K MC 0.1W 0805 5% 91K
910K MC 0.1W 0805 5% 910K
OR MC 0.125W 1206 OR
10R MC 0.125W 1206 5% 10R
100R MC 0.125W 1206 5% 100R
1K MC 0.125W 1206 5% 1K
10K MC 0.125W 1206 5% 10K
100K MC 0.125W 1206 5% 100K
™ MC 0.125W 1206 5% 1M
12R MC 0.125W 1206 5% 12R
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Part Number Table

Resistance Value

Part Number

120R MC 0.125W 1206 5% 120R
1K2 MC 0.125W 1206 5% 1K2
12K MC 0.125W 1206 5% 12K
120K MC 0.125W 1206 5% 120K
15R MC 0.125W 1206 5% 15R
150R MC 0.125W 1206 5% 150R
1K5 MC 0.125W 1206 5% 1K5
15K MC 0.125W 1206 5% 15K
150K MC 0.125W 1206 5% 150K
1R5 MC 0.125W 1206 5% 1R5
18R MC 0.125W 1206 5% 18R
180R MC 0.125W 1206 5% 180R
1K8 MC 0.125W 1206 5% 1K8
18K MC 0.125W 1206 5% 18K
180K MC 0.125W 1206 5% 180K
22R MC 0.125W 1206 5% 22R
220R MC 0.125W 1206 5% 220R
2K2 MC 0.125W 1206 5% 2K2
22K MC 0.125W 1206 5% 22K
220K MC 0.125W 1206 5% 220K
2R2 MC 0.125W 1206 5% 2R2
27R MC 0.125W 1206 5% 27R
270R MC 0.125W 1206 5% 270R
2K7 MC 0.125W 1206 5% 2K7
27K MC 0.125W 1206 5% 27K
270K MC 0.125W 1206 5% 270K
33R MC 0.125W 1206 5% 33R
330R MC 0.125W 1206 5% 330R
3K3 MC 0.125W 1206 5% 3K3
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Part Number Table

Resistance Value

Part Number

33K MC 0.125W 1206 5% 33K
330K MC 0.125W 1206 5% 330K
3R3 MC 0.125W 1206 5% 3R3
39R MC 0.125W 1206 5% 39R
390R MC 0.125W 1206 5% 390R
3K9 MC 0.125W 1206 5% 3K9
39K MC 0.125W 1206 5% 39K
390K MC 0.125W 1206 5% 390K
47R MC 0.125W 1206 5% 47R
470R MC 0.125W 1206 5% 470R
4K7 MC 0.125W 1206 5% 4K7
47K MC 0.125W 1206 5% 47K
470K MC 0.125W 1206 5% 470K
4R7 MC 0.125W 1206 5% 4R7
56R MC 0.125W 1206 5% 56R
560R MC 0.125W 1206 5% 560R
5K6 MC 0.125W 1206 5% 5K6
56K MC 0.125W 1206 5% 56K
560K MC 0.125W 1206 5% 560K
68R MC 0.125W 1206 5% 68R
680R MC 0.125W 1206 5% 680R
6K8 MC 0.125W 1206 5% 6K8
68K MC 0.125W 1206 5% 68K
680K MC 0.125W 1206 5% 680K
6R8 MC 0.125W 1206 5% 6R8
82R MC 0.125W 1206 5% 82R
820R MC 0.125W 1206 5% 820R
8K2 MC 0.125W 1206 5% 8K2
82K MC 0.125W 1206 5% 82K
820K MC 0.125W 1206 5% 820K

mult?comp

Page 13

08/05/06 V1.0



MC 5% Series S
Thick Film Chip Resistors LU Z2 1, 5,

Part Number Explanation

MC 0.1W 0805 5% 30K
Type Wattage Case Style Tolerance OHMIC Values
Wattage :0.063, 0.1 and 0.125W.
Case Style : 0603, 0805 and 1206.
Tolerance 1 +5%.

Ohmic Value : Where R = Ohms = Q
K = Kiloohms = KQ
M = Megaohms = MQ
And replaces the decimal point.

eg: 1R5 = 1.5Q
4K7 = 4.7KQ
6M8 = 6.8MQ.
Stocked Values
Tolerance Wattage Preferred Value Range Range Value
5% 0.06W E96 OR-1M
5% 0.1W E24 OR-1M
5% 0.125W E24 OR-1M
()
multicomp
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Notes:

International Sales Offices:

AUSTRALIA - Farnell InOne
Tel No:  ++ 6129645 8888
Fax No: ++ 6129644 7898

AUSTRIA - Farnell InOne
Tel No:  ++ 43 662 2180 680
Fax No: ++ 43 662 2180 670

BELGIUM - Farnell InOne
Tel No:  ++ 3234752810
Fax No: ++ 32 3227 3648

BRAZIL - Farnell-Newark InOne
Tel No:  ++ 55 11 4066 9400
Fax No: ++ 55 11 4066 9410

CHINA - Farnell-Newark InOne
Tel No:  ++86 10 6238 5152
Fax No: ++86 10 6238 5022

DENMARK - Farnell InOne
Tel No:  ++ 45 44 53 66 44
Fax No: ++ 45 44 53 66 06

ESTONIA - Farnell InOne
Tel No:  ++ 358 9 560 7780
Fax No: ++ 358 9 345 5411

N = Bl =T

FINLAND - Farnell InOne
Tel No:  ++ 3589 560 7780
Fax No: ++ 358 9 345 5411

FRANCE - Farnell InOne
Tel No:  ++ 33474 68 99 99
Fax No: ++ 334746899 90

GERMANY - Farnell InOne
Tel No:
Fax No: ++ 4989613 59 01

HONG KONG -

Farnell-Newark InOne
Tel No:  ++ 852 2268 9888
Fax No: ++ 852 2268 9899

IRELAND - Farnell InOne
Tel No:  ++ 353 18309277
Fax No: ++ 35318309016

ITALY - Farnell InOne
Tel No:  ++ 39 02 93 995 200
Fax No: ++ 39 02 93 995 300

MALAYSIA -
Farnell-Newark InOne

Tel No:  ++ 60 3 7873 8000
Fax No: ++ 60 3 7873 7000

++ 4989 613939 39

o

NETHERLANDS - Farnell InOne
Tel No:  ++ 31302417373
Fax No: ++ 3130241 7333

NEW ZEALAND - Farnell InOne
Tel No:  ++ 64 9 357 0646
Fax No: ++ 64 9 357 0656

NORWAY - Farnell InOne
Tel No:  ++ 45 44 53 66 66
Fax No: ++ 45 44 53 66 02

PORTUGAL - Farnell InOne
Tel No:  ++ 34 93 475 8804
Fax No: ++ 34 93 474 5288

SINGAPORE -
Farnell-Newark InOne

Tel No:  ++ 65 6788 0200
Fax No: ++ 65 6788 0300

SPAIN - Farnell InOne
Tel No:  ++ 34 93 475 8805
Fax No: ++ 34 93 474 5107

SWEDEN - Farnell InOne
Tel No:  ++ 46 8 730 50 00
Fax No: ++ 46 8 83 52 62

SWITZERLAND - Farnell InOne
TelNo:  ++ 41120464 64
Fax No: ++ 411204 64 54

UK - Farnell InOne
Tel No:  ++ 44 8701 200 200
Fax No: ++ 44 8701 200 201

UK - BuckHickman InOne
++ 44 8450 510 150
++ 44 8450 510 130

UK-CPC
++ 44 8701 202 530
++ 44 8701 202 531

n s o

EXPORT - Farnell InOne
Tel No:  ++ 44 8701 200 208
Fax No: ++ 44 8701 200 209

For enquiries from all other markets

http://www.farnellinone.com
http://www.buckhickmaninone.com

http://www.cpc.co.uk

Disclaimer This data sheet and its contents (the "Information") belong to the Premier Farnell Group (the "Group") or are licensed to it. No licence is granted for the use of it other than for information purposes
in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change without notice and replaces all data sheets previously supplied.
The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness, any error in or omission from it or for any use made of it. Users of this data
sheet should check for themselves the Information and the suitability of the products for their purpose and not make any assumptions based on information included or omitted. Liability for loss or damage
resulting from any reliance on the Information or use of it (including liability resulting from negligence or where the Group was aware of the possibility of such loss or damage arising) is excluded.
This will not operate to limit or restrict the Group's liability for death or personal injury resulting from its negligence. Multicomp is the registered trademark of the Group. © Premier Farnell plc 2004.
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