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Specification

UNC4—40 Female Filter type C

L Capacitance 3900pf£20%
% % % % Working Voltage 100V

T Current rating 6.5 A

0 1 Minimum Insertion Loss
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Notes

Screws are not pre-mounted to allow mounting from any ends

6@% Al Dimensions in mm Techn. Character. Free size tolerances
Origial Size DIN A 4

Dat. Nome Scale
e 103.09.07 1 45 Male/Female D-Sub Filter Adapter
he. |03.09.07 [ J.S- 1:1 9pin, 3900pF
Stand. : :
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