LP SERIES XENON BEACONS
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Features:

+ Weatherpr
+ 360° visibil

CE — certified to EMC directive 8%33&/EC.

Complies with low voltage directive 2006/95/EC.

High voltage transient and polarity reversal protected.

Operating temperature: —20°C to 4+ 55°C.
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Materials:

oof to P67
ity

+ 12 months” guarantee

Mounting Options:

See LP-LED page for mounting options.

Polycarbonate lens and base. ROHS compliant.

Arange of TW, 2W and 5W low profile Xenon beacons.
+  Low current consumption
+  Avallable in 12, 24, 110 and 230V versions
+  Multivoltage option {10-100%de, Z20-72Vac)

Description | Power| Voltage \g:::]aggee Current Consumption Clear Red Blue | Green
LP1X12/1 1w 12¥dc 10-16vde 116mA @ 12Vdc 412021 | 412022 | 412023 | 412024 | 4120256
LP1X24/1 1w 24¥dc 20-30Vdc 56mA @ 24Vdc 412021 | 412032 | 412023 | 412024 | 4120236
] 10-100Vdc | 112mA @ 12¥dc, 63mA @ 24Vde
LPTXMV/1 1w Multivoltage 20-72Vac 50mA @ 50Vac, 29mA @ 100Vac 412061 | 412062 | 412063 | 412064 | 412066
LP1X12/2 2W 12¥dc 10-16vdc 220mA @ 12¥dc 440001 | 440002 | 440003 | 440004 | 440005
LP1X24/2 2W 24¥dc 20-30Vdc 110mA @ 24¥dc 440021 | 440022 | 440023 | 440024 | 440025
] 10-100V¥dc | 130mA @ 12Vdc, 95mA @ 24Vde
LPAXMV/2 2W Multivoltage 20-72Vac 83mA @ 50Vac, 37mA @ 100Vac 412061 | 412062 | 412063 | 412064 | 412065
] 10-100Vdc | 260mA @ 12V dc, 200mA @ 24Vde
LPAXMV/5 5W Multivoltage 20-72Vac 112mA @ 50Vac, 60mA @ 100Vac 412091 | 412092 | 412093 | 412094 | 4120956
LP1X110/2ac 2W 110¥ac 90-126Vac 100mA @ 110Vac 441001 | 441002 | 441003 | 441004 | 441006
LP1X230/2ac 2W 230vac 207-263Vac 40mA @ 230ac 441021 | 441022 | 441023 | 441024 | 441026
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