Data Sheet

Coaxial Cable
SX 04172_B-60

Description

@Hunsmsuuum

Excellence in Connectivity Solutions

PE Foam cross-linked - 50 Ohm - double screened (UL AWM Style

1354)
Technical Data

Construction

Material Detail Diameter
Centre conductor Copper, Silver plated Wire 1.4 mm
Dielectric SPEX (Crosslink Foam PE) 3.83 mm
Outer conductor Aluminum / PES longitudinal Foil 4.2 mm
Copper, Tin plated Braid, 86 % 4.6 mm
Jacket RADOX RAL 9005 - bk 5.5 mm +/- 0.1
Print: HUBER+SUHNER SX04172B-60 500hm (UL logo) AWM Style1354 IEC60332-3-22 (PA no.)
Electrical Data
Impedance 50Q +/-2
Operating Frequency 6 GHz
Capacitance 80.3 pF/m
Velocity of signal propagation 83 %
Signal delay 4.01 ns/m
Insulation resistance >1x 108 MQm

Min. screening effectiveness
Max. operating voltage

Test voltage

Voltage Rating UL

Mechanical Data
Weight
Min. bending radius

Environmental Data
Temperature range
Temperature Rating UL
Flammability
Smoke density
Halogen test
Toxic fume
2011/95/EC (RoHS)

Additional Information

>80 dB (up to 2.2 GHz)
< 0.7 kVrms (at sea level)
1.4 kVims (50 Hz/1 min)
30V

4.78 kg/100 m
static 25 mm
repeated (for < 50 bendings) 90 mm

-40 °C... +105 °C

80 °C

EN 60332-1-2, IEC 60332-3-22, EN 50305, 9.1.2
EN 61034-2

IEC 60754

NF X 70-100

compliant

EN 45545 compliant hazard level for indoor cables: HL3

DIN 5510-2 and NF F 16-101 compliant

Ordering Information
Order as

Remarks

SX_04172_B-60

(For details refer to the HUBER+SUHNER RF CABLES GENERAL CATALOGUE or contact your nearest HUBER+SUHNER partner)

Suitable Connectors
Cable group
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Excellence in Connectivity Solutions

Coaxial Cable
SX 04172_B-60

Matrix typical Attenuation [ formula: (a*f*0.5 + b*f) ] and maximum Power CW [ formula: (p/f*0.5) ]
Coefficients:
a= 0.2375 b= 0.0438 fmax = 6 Pat 1GHz = 198
Frequency Nom. attenuation Nom. attenuation Max. CW power
(GHz2) (dB/ m) (dB / ft) (watt)
sea level 25° C sea level 25° C sea level 40° C
ambient ambient ambient
temperature temperature temperature
0.3 0.14 0.044 361
0.6 0.21 0.064 256
0.9 0.26 0.081 209
1.2 0.31 0.095 181
1.5 0.36 0.109 162
1.8 0.4 0.121 148
2.1 0.44 0.133 137
24 0.47 0.144 128
2.7 0.51 0.155 120
3.0 0.54 0.165 114
3.3 0.58 0.176 109
3.6 0.61 0.185 104
3.9 0.64 0.195 100
4.2 0.67 0.204 97
45 0.7 0.214 93
438 0.73 0.223 90
5.1 0.76 0.232 88
54 0.79 0.240 85
5.7 0.82 0.249 83
6.0 0.84 0.257 81
HUBER+SUHNER is certified according to ISO 9001, ISO 14001, AS/EN9100, ISO/TS 16949 and IRIS. www.hubersuhner.com

Waiver: Fact and figures herein are for information only and do not represent any warranty of any kind.
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