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1. Lamp Wattage — -oooveeeene 7.9 W
2. Lamp Current oo 0.170:0.020 A
3. Lamp Voltage = ooooeeein 56 V
4. Tube Length(L)  --veoeeeees 287.0:1.3 mm
5. Tube Diameter(D) ----evev 15.620.8 mm
6. Base e G5
7. Spectral Peak oo 253.7T nm
8. UV Output  coeeeeenens 2.5 W
9. UV Micro-watts — ~ooooeeeeeeeee 26.0 uW/cm?® (at 1m)
10. Average Life oo 6,000 hrs
11. Ballast e F8T5 or G8T5H
12. Glow Starter —  -roooveeeeeen FGT7P (JIS)
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