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19" Cases - continued

Item Description Qty. Item Description Qty. Item Description Qty.
Horizontal Rail 6 Trim/ Corner Piece 4 Side Panel 2
Side Panel 2 Cover /Base Plate 2 Rear Panel 1

H W Price Per Pack

U HP Pack Qty Order-No. Order Code 1+ 5+ 10+

3 5 5 20848-405 137-1387●

3 7 5 20848-407 137-1389●

3 8 5 20848-408 137-1390●

3 10 5 20848-410 137-1391●

3 21 5 20848-421 137-1395●

3 42 1 20848-442 137-1396●

3 84 1 20848-484 137-1397●

Mounting Accessories
Sleeves x 100 21100-464 137-1371●

Collar Screw x 100 21101-101 137-1373●

Width Depth Price Each

HP mm List No. Order Code 1+ 5+ 10+

Height = 3HU
84 375 24572-055 137-1384●

Mftrs. Price Each

H (U) W (HP) List No. Order Code 1+ 5+ 10+

3 4 20817-443 137-1375●

3 6 20817-445 137-1376●

3 8 20817-447 137-1377●

3 12 20817-457 137-1379●

H W Price Each

U HP Mftrs. List No. Order Code 1+ 5+ 10+

3 6 20848-487 137-1401●

3 8 20848-489 137-1402●

Mftrs. Price Each

H (U) W (HP) List No. Order Code 1+ 5+ 10+

3 84 20838-273 137-1374●

6 84 20838-276 145-5939●

Front Panel

Height Width Price Each

U HP Mftrs. List No. Order Code 1+ 5+ 10+

3 42 34571-606 137-1348●

3 84 34571-608 137-1349●

H W Price Per Pack

U HP Pack Qty Mftrs. List No. Order Code 1+ 5+ 10+

3 4 5 20838-108 137-1358●

3 5 5 20838-109 137-1359●

3 6 5 20838-110 137-1360●

3 8 5 20838-112 137-1362●

3 10 5 20838-114 137-1363●

3 12 5 20838-116 137-1364●

3 14 5 20838-118 137-1365●

3 21 5 20838-125 137-1366●

3 42 1 20838-146 137-1367●

3 84 1 20838-188 137-1369●

Mounting Accessories
Sleeves x 100 21100-464 137-1371●

Collar Screw x 100 21101-101 137-1373●

Plug-In Units, Shielded

Front Panels, Shielded

3U Case

Width Depth Price Each

HP mm Mftrs. List No. Order Code 1+ 5+ 10+

42 255 24572-002 137-1352●

42 315 24572-003 137-1353●

84 315 24572-005 137-1354●

84 375 24572-006 137-1355●

Front Panels, Unshielded

Table Top and 19" Case

Hinged Front Panels, Unshielded

Plug-In Unit, Unshielded

Ì 2.5mm front anodised aluminium

Ì 2.5mm front anodised aluminium
Ì Includes extractor handle and assembly kit
Ì Extractor handle: Plastic, grey
Ì Board retainers: Zn-die cast

Ì Product features, materials and stan-
dards as ratiopac PRO, unshielded 

Ì In addition the unit comprises HF-
shielding material and perforated
strips for the centering of shielded
plug-in units

Ì For shielded assemblies please use
shielded part front panels or plug-in
units

Ì 2.5mm aluminium front anodised, conductive
plug-in unit

Ì Includes extractor handle and assembly kit3U Table Top and 19" Case

Ì 2.5mm front anodised aluminium

243042

243087

243044

Note:
For mounting onto the subrack sleeves, Item 3, Order Code 137-1371 and
collar screws, Item 2, Order Code 137-1373 are required. Please order
separately.

243515

Ì 2.5mm aluminium front anodised
Ì Panel includes assembly kit

Includes:
1¤ Front panel shielded
1¤ EMC gasketing
2¤ Location dowel (press-in)

Ì Cases supplied partially assembled
Ì Unit is suitable as a table top or for the as-

sembly into a 19" cabinet
Ì Dependant on the application the front trims

can be exchanged for handles or 19" mount-
ing brackets

Ì Corresponds to the latest standards of IEC
60297-3 and IEEE 1101.10/11

Ì CompactPCI and VME64x systems can be assembled with the case
Ì Trim can be removed easily for maintenance and testing purposes without special tools
Ì The chromated surfaces and a special press-on technique offer a high shielding 

(of à25dB for 1 GHz)
Ì The front panel is optimally adjusted to the width of the case. It is assembled without

screws
Ì Air filter assembly available separatley 
Material/Colour/Finish
Ì Horizontal rails -aluminium extrusions, visible surfaces powder coated RAL 7016 

(anthracite).
Ì Side panels - aluminium, clear
Ì Trim - aluminium, visible surfaces powder coated RAL 9006 (white aluminium) 
Ì Trim, Zn die-cast, RAL 7016 (anthracite)
Ì Front handle and 19" mounting brackets, aluminium die-cast, powder coated RAL 7016

(anthracite)
Standards
Ì Protection IP20 to IEC/EN 60529
Ì Inner and outer dimensions to IEC 60297-3
Ì Protection of earthing connections to, DIN EN 50178/ VDE 0160, DIN EN 60950 / VDE

0805, DIN EN 61010 Teil 1 / VDE 0411 Part 1

Note:
For mounting onto the subrack sleeves, Item 3, Order Code 137-
1371 and collar screws, Item 2, Order Code 137-1373 are re-
quired. Please order separately.

Ratiopac PRO, Shielded

243032

243057

243378

Ratiopac PRO, Unshielded
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