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Specifications: I'—‘|
Bodies : Brass per JIS-C3604.
Centre Contact : Beryllium copper per ASTM B196 UNS C17300.
Insulation : Teflon per ASTM D1457 and ASTM D1710. h
Crimp Ferrule  : Brass per JIS-C2700. 8.0(0.3158)
Connector interface per BS EN 122340. 1
Part to be clean and free of burrs. Stripping Dimension
Dimensions : Millimetres (Inches)
Specification Table
Number Description Material Finish Part Number
1 Body Brass Gold 3" Minimum
2 Insulation Teflon None
3 Chassis Brass Gold 3" Minimum 37-03M-TGG
4 Centre Contact Beryllium Copper Gold 30" Minimum
5 Crimp Ferrule Brass Gold
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