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SENSOR WALL 110DEG

[

EAN Ixwxh[mm] | IP | IK | {(c) Vac Hz &
SENSOR WALL 110DEG IP44 WT | 4058075244733 | 60x77x72 | 44 | 05 | -10...+40 | 220-240V | 50/60 Hz | 0.089kg
SENSOR WALL 110DEG IP44 DG | 4058075244757 | 60x77x72 | 44 | 05 | -10...+40 | 220-240V | 50/60 Hz | 0.089kg
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