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• Elite performance self-drilling & 
low-torque timber fixing screws

• Proprietary self-drilling thread 
removes the need to pre-drill and 
reduces the probability of splitting

• Combination hexagonal head with 
deep Torx® compatible insert 
ensures reduced cam-out

• Impressive pull out value, less 
risk of working loose in 
substrates that flex in use

• Elementech 2000 surface coating 
provides corrosion resistance up 
to twice as long as standard 
timber screws

• Super sharp tip gives immediate 
bite from the first turn

• Flexes to 35º reducing likelihood 
of screw shearing

• Available in Green or Tan

DESCRIPTION

• For exterior use, suitable for fixing 
into softwood or hardwood

APPLICATIONS

• Tested to European inspection and 
certification standards
EN 14592:2008+A1:2012

CE APPROVED

PRODUCT DATA SHEET

2000 Hour Salt Spray Tested

• Material: C1022
• Case Hardness: 450-600 HV
• Core Hardness: 280-450 HV
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TECHNICAL INFORMATION
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A sharp point for faster bite, capable 
of penetrating 0.8mm steel

Flexes to 35º reducing 
likelihood of screw shearing

Proprietary drill/drive shank for faster drive, reduced splitting 
and ‘jacking’ of the timber, increased pull-out and firmer fix

Dual Drive Head TORX® compatible 
insert and external hex drive

TIMBER SCREW
ELITE PERFORMANCE SCREWS


