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EX K ORDERING CODE RoHS %4558, PLICRLE PP
04 6281 2XX 2X2 XXX+ RoHS Compliant Product
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% NUMBER OF POSITIONS

&g

0 I L I
15 4.2 6.1] 4.9
17 4.8 6.7] 5.5
19 5.4 7.3] 6.1
21 6.0 7.9] 6.7
23 6.6 8.5| 7.3
25 7.2 9.1] 7.9
27 7.8 9.7] 8.5
29 8.4 [10.3] 9.1
31 9.0 [10.9| 8.7
33 9.6 [11.5]10.3
35 |10.2 [12.110.9
37 |10.8 |12.7|11.5
39 |11.4 ]13.3|12.1
41 [12.0 [13.9(12. 7
43 [12.6 [14.5[13.3
45 [13.2 |15.1[13.8
47 [13.8|15.7(14.5
49 [14.4|16.3]15.1
51 |15.0 |16.9|15. 7
53 |15.6 |17.5|16.3
55 |16.2 [18.1|16.9
57 |16.8 |18.7|17.5
59 |17.419.3|18.1
61 |18.0(19.9)18.7
63 |18.6 |20.5)|19.3
65 |19.2 |21.1)19.9
67 |19.8 |21.7|20.5
69 |20.4 |22.3|21.1
71 |21.0]22.9)|21. 7
73 |21.6 |23.5)|22.3
75 |22.2 |24.1|22.9
77 |22.8 [24.7|23.5
79 |23.4 |25.3|24.1
81 |24.0 |25.9|24.7

oy

NO.OF | A B c

POS.

15 7.6 — | 16.0
17 7.5 — 16. 0
19 7.5 — | 16.0
21 [11.5] — [ 24.0
23 [11.5] — [ 24.0
25 [11.5 — 24.0
27 | 11.5 — 24.0
29 [11.5] — [ 24.0
31 11.5 — 24.0
33 [11.5 — 24. 0
35 | 11.5 — 24.0
37 [11.5] — [ 24.0
39 [11.5 — 24. 0
41 14.2 [ 28.4] 32. 0
43 |14.2 ] 28.4[32.0
45 |14.2 | 28.4| 32. 0
47 | 14.2 | 28.4] 32. 0
49 | 14.2 | 28.4] 32. 0
51 14.2 | 28.4| 32.0
53 [14.2 | 28.4] 32. 0
55 [14.2 | 28.4]| 32.0
57 |14.2 | 28.4] 32. 0
59 [14.2 | 28.4] 32.0
61 14.2 [ 28.4] 32. 0
63 | 20.2 | 40.4]| 44.0
65 [ 20.2 | 40.4)|44.0
67 [ 20.2 | 40.4] 44.0
69 | 20.2 | 40.4] 44.0
71 [20.2 ] 40.4]44.0
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Feel free to contact
our sales department
for available numbers
of positions.




