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MOTOR SPECIFICATIONS ENCODER SPECIFICATIONS

Part Number BL17E40-02D-02RO Part Number AMT112S

Dimension “A” Max 3.98in[101mm] Type CAPACITIVE ENCODER

Rated Voltage 48 VDC Resolution 400 CPR

Rated Torque 30.45 0z-in [0.215N-m]

Rated Speed 4000 RPM

o ed Power 0 Watte MOTOR OPERATING SPECIFICATIONS
Rated Current 2.4 Amps Hall Effect Angle 120°Q electrical Angle

Peak Torque 60.9 0z-in [0.43N-m] Radial Play 0.002in [0.05 mm] @ 0.99 Ibs [0.45 kg]
Peak Current 4.8 Amps End Play 0.003in [0.08 mm] @ 99.21 Ibs [45.00 kg]

Torque Constant (kt)

12.6 oz-in/Amp

Max. Radial Force

0.394in[10.00 mm]@ 3.37 Ibs [1.53kg]

Back EMF Constant (Ke) 8.6 Vp/KRPM Max. Axial Force 2.25Ibs [1.02 kg]

Motor Constant (Km) 10.4 oz-in//W [0.073 N-m/y/W] Insulation Class Class B

Resistance 1.47 Ohms Dielectric Strength 500 VDC for 1 minute
Inductance 157 mH Insulation Resistance 100 Q min. 500 VDC
Rotor Inertia 0.79 0z-in? Ambient Operating Temp. -20°Ct0 50°C

Weight 1.831b[0.83 kg] Storage Temperature -20°Ct0100°C

Electrical Time Constant 11ms Humidity Range (%) 85% (RH) non-condensing
Mechanical Time Constant 29ms Direction of Rotation CCw
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CONNECTOR

MOLEX # 39-01-4031 \/©2.5[0.10] X 90°
PIN
= HEAT
MOLEX # 39-00-0207 (REEL)
CONNECTOR MOLEX # 39-00-0208 (LOOSE) SHRINK PVC TUBE
MOLEX # 43025-0600 uL1oe1  TUBE
PIN 20 AWG (3X)
MOLEX # 43030-0005 (REEL)
MOLEX # 43030-0011 (LOOSE) UL1061
24 AWG (5X)
PIN #1 PIN #6 #43025-0600 CONNECTION
PIN #3 BIN #4 PIN| PHASE COLOR
T | VCC(+5V) RED
#39-01-4031 CONNECTION PIN #1 2 N/A N/A
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CUI # AMT112S-0400-5000-S-C2

BLDC DRIVER
BLDC50-BL17E40-02

BLDC EXTENSION CABLE
4201-100/300

ENCODER CABLE
AMT-17C-1-012/036/108



PERFORMANCE CURVE

Torque (N-m)

BL17E40-02

Rated Voltage: 48 Volts, Rated Current: 2.4 Amps
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OPERATION & USAGE TIPS

FA

Do not disassemble Do not machine Do not disconnect Do not use holding Do not hold motor by Do not exceed the
motors; a significant shafts; this will have motor from drive torque/detent torque lead wires. rated current; this wil
reduction in motor a negative effect on while in operation. of motor as a fail safe burn the motor.
performance will shaftrun out and brake.

occeur. perpendicularity.

FAILURE TO COMPLY WITH THESE RECOMMENDATIONS WILL VOID ALL WARRANTY TERMS
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