
EAN 5060750401262
Specifications Output power (w) 12W x 2 + 36W = 60W

Frequency response 20HZ-20KHZ

Soundbar material Plastic, metal speaker grill

Subwoofer N/A

Colour High gloss black

Impedence (ohm) 4 OHM

Separation (db) 45db

THD 10%

S/N (dB) 45db

Input sensitivity (mv) 700MV

Speaker sensitivity (dB) 83db

Channel 2.1 CH

Remote control YES

Display Independent LED indicator

l  YW-S09

Loudspeaker Speaker size 2.5” x 2 (L/R channel), 2.5” x 2 (built-in subwoofer)

Buttons Power YES

Volume + YES

Volume - YES

Connections Optical x 1

USB x 1

AUX x 1

RCA x 2

AC/DC adapter DC20V, 1.5A

Accessories User Manual x 1

Dowel x 2

Screw x 2

Power Adaptor x 1

Line in (3.5mm) cable x 1

3.5mm to RCA Audio Cable x 1

AAA size batteries x 2

Specifications correct at time of publication, subject to minor change

Soundbar with 60 Watts 
Output and 2.1 Channel 
Digital Sound

•	 Cinematic sound quality for your TV
•	 12 watts x 2 + 36W = 60W
•	 Preset EQ: music/movie /voice/TV/flat
•	 Optical audio cable included
•	 Bluetooth built-in
•	 Inputs: Optical x1, AUX x1, USB x1  

and RCA x2
•	 Remote control with batteries
•	 Wall mountable
•	 Dimensions: 868 x 98 x 107mm


