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|- MATERIAL: I [ I [ (3_3;0.35)
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-TERMINAL: PHOSPHOR BRONZE . ?

PLATING 2: (1.24) (.20 I__ r (Q)_,l |<_
LEATLINY e —_— — | | 050 (3.00) .100
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2- JACK FOR MATING WITH F.C.C. 68 PLUGS 90075 MOLEX SERIES. KEYING
3- PRODUCT SPECIFICATION PS-95501. c
4- PACKAGING SPECIFICATION PK-9500I: STANDARD PACKAGING CIRCUIT |
SHEET |I. (4 CKTS VERSION)
SPECIAL PACKAGING SHEET 2. TUBE PACKAGING SHEET 3.
5- MANUFACTURING |.D. CAN BE EITHER MXF, MG OR MXI. T
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TYPE POS. 4 POS. 6 POS. 8
DIM. 4 CKTS. 4 CKTS. 6 CKTS. 8 CKTS.
Y ¢0.05)/+ 002 (7.62) / .300 | (10.16) / .400 | (I0.l6) / .400 | (11.43) / .450
— X t0.05)/ + 002 (3.81) / 150 | (3.81) / 150 | (6.35) / .250 | (8.89) / .350
P.C.B. MOUNTING PATTERNS - SEE FROM COMPONENT SIDE
FOR SMT JACK TYPE (SURFACE MOUNT) FOR STANDARD JACK TYPE (THROUGH HOLE)
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STANDARD PACKAGING OPEN TRAY ,SEE PACKAGING SPEC PK95001 SHEET 1

PART NO FOR JACK ASSEMBLY

Rev. D 2004/04/02

THROUGH HOLE VERSION
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