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NOTES:
Ded
—‘_,—‘_.:r 1. MATERIALS: ALL MATERIALS ARE RoHS COMPLIANT 2. DESIGNED IN ACCORDANCE WITH IEC STANDARD 63171-6.
¢ PER EU DIRECTIVE 2011/65/EU AND AMENDMENTS. - DATA TRANSMISSION WITH FREQUENCIES UP TO 600 MHz
= m m +  EMISHIELD: STAINLESS STEEL PLATED WITH + COMPATIBLE WITH 10BASE-T1, 100BASE-T1, & 1000BASE-T1 | 5
| i MATTE TIN OVER NICKEL
STANDOFF — +  CONTACTS: COPPER ALLOY PLATED WITH NICKEL 3. ELECTRICAL CHARACTERISTICS:
4X OVERALL, 0.76um (30p”) GOLD ON THE MATING +  CURRENT RATING: 4A
L}o AREA, AND MATTE TIN ON THE TAILS +  VOLTAGE RATING: 60VDC MAX
+  INSULATOR: ENGINEERING THERMOPLASTIC, +  CONTACT RESISTANCE: 20mQ MAX
UL94V-0 FLAMMABILITY RATING, COLOUR: BLACK —
4. OPERATING TEMPERATURE: -40°C TO +85°C
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