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VMA240Z
4 Zone 240W 100V Mixer Amplifier

The VMA240Z is a desktop or 2U 19” rack-mountable 5 channel mixer amplifier with a 240W

mono amplifier, built-in MP3 media player and 4 zone outputs for driving either 100V speakers.

With its array of connectivity and playback options the VMA240Z is ideal for installations in schools,

shops, restaurants, houses of worship and other presentation, retail or entertainment venues.

Mixer Amplifier:

•   Desktop or 2U 19” Rack mountable chassis
•   240W Mono amplifier
•   Built in MP3 media player with USB/SD
•   Speaker outputs: 
       4 Zone 4x100V or Single 100V, 70V, 25V, 4 Ohm
•   4 Mic/Line inputs with Mic/Phantom/Line selector
     switch
•   Aux line input, L/R RCA on rear panel
•   Mic.1 priority mute potentiometer
•   Telephone paging / 
     Music on hold facility

The specifications above are correct at the time of printing this data sheet. For improvement purposes, all specifications for these units, including design and appearance, are subject to change without prior notice.

General Specification:

•   Mic/Line inputs: XLR/TRS 6.35mm Jack combo connectors
•   Aux in / Line outputs: L/R RCA
•   Speaker connection: screw terminals
•   Tel/MOH connection: screw terminals
•   Operating supply voltage: 100-120V / 220-240V AC or 24V DC
•   Dimensions (WxHxD): 483x88x260mm
•   Weight: 11kg

•   5 Input channel level controls
•   2 Band EQ for bass and treble adjustments
•   Independent 4 zone output selector and level controls
•   Master output level control
•   LED output level status indicator
•   Supplied with rack ears for 19” 2U rack mounting


