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Input/Output Cables
FOr DynamIC sensOrs, pOwer supplIes,  
anD InstrumentatIOn

1.83 m 
(6')  

4.58 m  
(15') 

4.8 mm (0.190") Dia.  
coaxial cable 

pOwer supply/InstrumentatIOn InterFaCe Cables
 MoDel No. coNNector A cAble coNNector b 

Acc-cb6

Acc-cb5-2

Acc-cb4-6
Acc-cb4-15

0.18 m (7") 20 AWG  
copper wire

bNc Male bNc Male

bNc Male banana Plugs

bNc Male Pigtail

tyPIcAl systeM blocK DIAgrAM

Dynamic 
sensor 

(Acc, DPX, Dlc)

Power 
supply 

(Acc-Ps)

Instrument 
(oscilloscope, computer, Analyzer,  

Data logger, Panel Meter, Multimeter)

BANANA PLUG

PIGTAIL.

Acc-cb1 
Acc-cb2 
Acc-cb3

Acc-cb4 
Acc-cb5 
Acc-cb6

0.61 m (2') 4.8 mm (0.190") Dia. 
coaxial cable

 To Order Visit omega.com/acc-cables for pricing and Details

pOwer supply/aCCelerOmeter InterFaCe Cables
 MoDel No. coNNector A cAble coNNector b 

Acc-cb3-6
Acc-cb3-15

Acc-cb2-10

Acc-cb1-6
Acc-cb1-15

1.83 m 
(6')  

4.58 m  
(15') 

4.8 mm (0.190") Dia.  
coaxial cable 

3.05 m (10') 2.0 mm (0.080") Dia. 
coaxial cable

 1.83 m (6') 4.8 mm (0.190") Dia.  
coaxial cable

4.58 m (15')  
for triaxial accelerometers

bNc Female bNc Male

10-32 Male Plug bNc Male

4 Pin 1/4-28 Male Plug 4-Pin 1⁄4-28 Female Plug

ACC-CB2-10

ACC-CB3-6/15

ACC-CB3-6/15


