ASSEMBLY INSTRUCTION
RRESF-Z| 1P65 Data Chassis Connector

@ Connector installation.
/,@ Panel thickness: 2.0-4.0mm[0.079-0.157"]
@ Chassis connector P

2xScrew -

Panel

3.2[.126]

@ 23.8 [.937] - 24.0 [.945]

)
4

24.,0%0.1[.945+0.003

Panel Cutout(Rear Side).

19.0#0.1[,7480.003

M3 stainless steel
countersunk type

90°

i Recommended srew.

IP65 Data Chassis Connector:
Find more details on
www.rean-connectors.com
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