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- Wi - i ia - - Vastus -

(Brown, Black, Green) - (Bruin, zwart, Groen) - (Brun, noir, Vert) - (Braun, Schwarz, Griin) -
(Brun, Svart, Grén) - (Ruskea, Musta, Vihrea) - (Marrén, Negro, Morado) - (Castanho, Preto,

Verde) - (Marrone, Nero, Verde)

(Brown, Black, Yellow) - (Bruin, zwart, Geel) - (Brun, noir, Jaune) - (Braun, Schwarz, Gelb) -

(Brun, Svart, Gul) - (Ruskea, Musta, Keltainen) -

Preto, Amarelo) - (Marrone, Nero, Giallo)

(Marrén, Negro, Amarillo) - (Castanho,

(Brown, Black, Red) - (Bruin, Zwart, Rood) - (Brun, Noir, Rouge) - (Braun, Schwarz, Rot) -
(Brun, Svart, Rod) - (Ruskea, Musta, Punainen ) - (Marrén, Negro, Rojo) - (Castanho, Preto,

Encarnado) - (Marrone, Nero, Rosso)

(Red, Red, Brown) - (Rood, Rood, Bruin) - (Rouge, Rouge, Brun) - (Rot, Rot, Braun) - (Rod,

R&d, Brun) - (Punainen, Punainen, Ruskea) - (Rojo, Rojo, Marrén) - (Encarnado, Encarnado,

Castanho) - (Rosso, Rosso, Marrone)
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