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Product code 769461

Fitting G4 Bulb

Bulb Shape Capsule

Wattage 1.5W

Equivalent wattage 15W

Lumens 150lm

Ra 80

Dimmable No

Beam Angle 360°

Diameter Ø9.5mm

Height 30mm

Lifespan 15,000 hours

Warranty 2 Years

Energy 
consumption

1.5kWh/1000h

Voltage 12V

Energy rating A+

Material Silicone

Packaging Blister Pack

IP Rating IP20

SPECIFICATION

Voltage 12V

Current 125mA

Power 1.5W

CCT 2700K

Ra 80

Lumens 100lm

Lumens per watt 65lm/W

Colour tolerance <6

Power factor 1
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These energy-saving LED’s can be used to replace 

halogen lamps with G4 bi-pin connectors. Providing 360° 

light you can enjoy the bright, excellent warm white colour 

temperature with a fraction of the energy usage.

The LED bulb is suitable for interior light fittings such as 

kitchens, shops and offices. The bulbs have a 1.5W power 

consumption, which is equivalent to a 15W bulb. Provided 

with an average lifespan of 15,000 hours.
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