
Product information

00 21 36 LE

Tool Case "Robust34"
Empty

● For the toughest conditions: Dust-tight, waterproof and temperature-
resistant

● Fit-to-fly case, made from impact-resistant polypropylene
● Dustproof and watertight
● Air pressure compensation valve
● Temperature-resistant from - 30°C to +80° C
● Padlock eyelets
● Document compartment; tool boards made from dirt-repelling twin-wall

PP sheet with tool pockets and tool straps
● Lockable base tray can be individually divided using aluminium

separator system
● Ergonomic dual-component handle
● With a total of 93 inserting options

General
Article No. 00 21 36 LE
EAN 4003773082576
Weight 7,100 g
Reach no  
RohS no  

Technical details
Dimension exterior (interior) width mm 510 mm (480 mm)
Dimension exterior (interior) height mm 215 mm (199 mm)
Dimension exterior (interior) depth mm 419 mm (356 mm)

Classification
eCl@ss 5.1.4 21100100 
ETIM 5.0 EC000181
ETIM 6.0 EC000181
proficl@ss 6.0 EAA404c076
UNSPSC 13.1 27112117

Spare Parts
00 21 99 V30 Spare tilting clasp front for 00 21 3X, (2x)
00 21 99 V32 Spare handle for 00 21 3X,
00 21 99 V37 Spare rotating swivel for 00 21 3X, (2x)
00 21 99 V38 Spare hinge for 00 21 3X, (2x)
00 21 99 V39 Spare clip for tool board for 00 21 3X, (2x)
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Spare Parts
00 21 99 V40 Spare tool board fastener for 00 21 3X, (2x)

technical change and errors excepted
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