KNIPEX Quality — Made in Germany

Product information

0306180 T

Combination Pliers
DIN ISO 5746 IEC 60900 DIN EN 60900

T

A1000V P4 ]

You

General
Article No.
EAN
Pliers
Head
Handles

Weight
Dimensions
Standard
Reach
RohS

Technical details

Cutting capacities medium hard wire
(diameter)

Cutting capacities hard wire (diameter)

Cutting capacity copper cable, multiple-
stranded

Cutting capacity copper cable, multiple-
stranded

Drop Protection System
VDE tested

Classification
eCl@ss 5.1.4
ETIM 6.0
proficl@ss 6.0
UNSPSC 13.1

technical change and errors excepted

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal

e Pliers with integrated, insulated tether attachment point for a tool
tether

e With gripping zones for flat and round material, suitable for versatile
use

e With cutting edges for soft and hard wire

e Long cutting edges for thicker cables

e Cutting edges additionally induction-hardened, cutting edge hardness
approx. 60 HRC

e Special tool steel, forged, multi stage oil-hardened

0306180 T
4003773081395
chrome-plated
chrome-plated

insulated with multi-component grips, VDE-tested with integrated
insulated tether attachment point for a tool tether

270 g

180 x 57 x 27 mm

DIN ISO 5746 DIN EN 60900 IEC 60900
no

no

@ 3.4 mm

@2.2mm
@12.0 mm

16.0 mm?
yes

yes

21040301
EC000836
AAA967c005
27112139
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https://youtu.be/pkCAWaj6pSc
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