KNIPEX Quality — Made in Germany

Product information

16 20 165 SB

Dismantling Tool
With scalpel blade

General
Article No.
EAN
Handles
Weight
Dimensions
Reach
RohS

Technical details

Stripping capacities (diameter)

Classification
eCl@ss 5.1.4
ETIM 5.0

ETIM 6.0
proficl@ss 6.0
UNSPSC 13.1

Spare Parts
16 29 165

technical change and errors excepted

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal

With knife and hook blade, protective cap included

For stripping all common round cables

Self-tightening holding lever

With adjusting screw for cutting depth adjustment

Turnable blade for circular and longitudinal cutting

Spare blade inside the handle

Secure grip due to soft component material on handle and holding
lever to avoid slipping

e Housing: plastic, impact-proof

16 20 165 SB
4003773043133
shock-resistant plastic body
85¢

165 x 84 x 31 mm

no

no

@ 8.0 —28.0 mm

21040302
EC000163
EC000163
AAA002c003
23241609

Spare blade for 16 20 16 SB / 16 20 28 SB / 16 20 165 SB,
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