KNIPEX Quality — Made in Germany

Product information

98 29 25

KNIPEX Socket 3/8"

For TX25

IEC 60900 DIN EN 60900

e

A 1000V

General
Article No.
EAN
Weight
Dimensions
Standard
Reach
RohS

Technical details
Size

Classification
eCl@ss 5.1.4
proficl@ss 6.0

technical change and errors excepted

KNIPEX Werk - C. Gustav Putsch KG - 42337 Wuppertal

e Basic tool chrome-plated
e Special tool steel

98 29 25

4003773084600

58 g

123 x 23 x 23 mm

DIN EN 60900 IEC 60900
no

no

TX25

21040219
AAA805c006
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