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NOTES: COMPONENT SIDE UNLESS OTHERWISE SPECIFIED SIZE WIDTH MULT LBS/M TEMPER
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A: CARRIER SIZE B: REEL SIZE
1. DETAIL SIZE REFERENCES: EIA-481 1. QUANTITY: 1000 PCS/REEL
2. SPECIFICATIONS: 32 MM X 12 MM 2. MATERIAL: THERMOPLASTIC
3. COVER TAPE: SPECIFICATION ATTACHED (CONDUCTIVE)
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