G230-27

Impeller Grille for OAM

Open Frame Motor Series
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Material Steel, Black Finish
Mount Hole Spacing 246~266Mmm
Height 27mmz=l]
Max Fastener Diameter 7mm
Grid Wire Spacing <85mm
Knight Electronics, Inc. Orion Fans

10557 Metric Drive
Dallas, TX 75243
214-340-0265
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