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COLOUR

SNG SSA FNG FSA

RECOMMENDED OPERATING 

TEMPERATURE RANGE (
o
C) 

-55 to 160 -55 to 160 -55 to 160 -55 to 160

SPECIFIC GRAVITY ±  13% 2.000 2.000 2.200 2.000

SHORE A HARDNESS ±  7 65 65 65 70

MAXIMUM VOLUME RESISTIVITY (  .CM) 0.05 0.008 0.05 0.012

1.6 50 50 1210-FSA-0016-S FLUOROSILICONE SILVER ALUMINIUM 2421697-1

1.2 50 50 1210-FSA-0012-S FLUOROSILICONE SILVER ALUMINIUM 2421696-1

0.8 50 50 1210-FSA-0008-S FLUOROSILICONE SILVER ALUMINIUM 2421695-1

1.6 50 50 1210-FNG-0016-S FLUOROSILICONE NICKEL GRAPHITE 2421694-1

1.2 50 50 1210-FNG-0012-S FLUOROSILICONE NICKEL GRAPHITE 2421693-1

0.8 50 50 1210-FNG-0008-S FLUOROSILICONE NICKEL GRAPHITE 2421692-1

1.6 50 50 1210-SSA-0016-S SILICONE SILVER ALUMINIUM 2421691-1

1.2 50 50 1210-SSA-0012-S SILICONE SILVER ALUMINIUM 2421690-1

0.8 50 50 1210-SSA-0008-S SILICONE SILVER ALUMINIUM 2421689-1

1.6 50 50 1210-SNG-0016-S SILICONE NICKEL GRAPHITE 2421688-1

1.2 50 50 1210-SNG-0012-S SILICONE NICKEL GRAPHITE 2421687-1

0.8 50 50 1210-SNG-0008-S SILICONE NICKEL GRAPHITE 2421686-1

1.6 150 150 1210-FSA-0016 FLUOROSILICONE SILVER ALUMINIUM 2418136-1

1.2 150 150 1210-FSA-0012 FLUOROSILICONE SILVER ALUMINIUM 2418226-1

0.8 150 150 1210-FSA-0008 FLUOROSILICONE SILVER ALUMINIUM 2418225-1

1.6 150 150 1210-FNG-0016 FLUOROSILICONE NICKEL GRAPHITE 2418224-1

1.2 150 150 1210-FNG-0012 FLUOROSILICONE NICKEL GRAPHITE 2418223-1

0.8 150 150 1210-FNG-0008 FLUOROSILICONE NICKEL GRAPHITE 2418222-1

1.6 150 150 1210-SSA-0016 SILICONE SILVER ALUMINIUM 2418203-1

1.2 150 150 1210-SSA-0012 SILICONE SILVER ALUMINIUM 2418202-1

0.8 150 150 1210-SSA-0008 SILICONE SILVER ALUMINIUM 2418201-1

1.6 150 150 1210-SNG-0016 SILICONE NICKEL GRAPHITE 2418200-1

1.2 150 150 1210-SNG-0012 SILICONE NICKEL GRAPHITE 2418105-1

0.8 150 150 1210-SNG-0008 SILICONE NICKEL GRAPHITE 2418199-1
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GENERAL TOLERANCES: 
0 TO 2mm = ± 0.15mm
2.1mm AND ABOVE = ± 0.25mm
LINEAR = ± 0.8mm
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ISOMETRIC VIEW (NTS)
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