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CKT A v (¢ .20) CKT A np (t8.20)
o SKEl piM.a DIM.'B t.goe SE| pm.rar Dim. B (R
il g X 1 (2.54) _ .100 | 1x21 | (50.88) 2.008 | (53.34) 2.100
ol & IX 2 | (2.54) _ .100 | (5.88) _ .200 | 1x22 | (53.34) 2.100 | (55.88) 2.200
Rrike IX 3 (5.08)  .200 | (7.62) _ .300 | 1x23 | (55.88) 2.200 | (58.42) 2.300
IX 4 | (7.62)  .308 | (10.16) _ .480 | 1x24 | (58.42) 2.308 | (60.96) 2.480
I IX 5 | (18.16)  .408 | (12.70)  .500 | 1X25 | (62.96) 2.400 | (63.50) 2.500
I1X 6| (12.78) .508 | (15.24)  .600 | 1X26 | (63.58) 2.500 | (66.04) 2.600
X 7 | (15.24) .608 | (17.78) .700 | 1X27 | (66.04) 2.608 | (68.58) 2.700
IX 8 |(17.78) .708 | (20.32) _ .800 | 1X28 | (68.58) 2.708 | (71.12) 2.800
1X 9| (28.32) .808 | (22.86)  .980 | 1x29 | (71.12) 2.808 | (73.66) 2.900
IX18 | (22.86)  .908 | (25.40) 1.080 | 1X38 | (73.66) 2.908 | (76.20) 3.000
- (2.54£3%) IX11 | (25.40) 1.000 | (27.94) 1.108 | 1x31 | (76.20) 3.000 | (78.74) 3.108
[=1(0.10)/.004 @MW
100 £ 3% 1X12 | (27.94) 1.100 | (30.48) 1.200 | 1X32 | (78.74) 3.100 | (81.28) 3.200
. 1X13 | (30.48) 1.200 | (33.02) 1.300 | 1x33 | (81.28) 3.200 | (83.82) 3.300
WAFER: 19% DLOSS FILLED POLYESTER 1X14 | (33.02) 1.308 | (35.56) 1.480 | 1x34 | (83.82) 3.300 | (86.36) 3.400
COLOUR t BLACK. IX15 | (35.56) 1.408 | (38.10) 1.500 | 1X35 | (86.36) 3.400 | (88.92) 3.500
1X16 | (38.18) 1.508 | (40.64) 1.600 | 1x36 | (88.98) 3.508 | (91.44) 3.600
IX17 | (48.64) 1.608 | (43.18) 1.780 | 1X37 | (91.44) 3.608 | (93.98) 3.700
IX18 | (43.18) 1.708 | (45.72) 1.800 | 1X38 | (93.98) 3.7008 | (96.52) 3.800
290/ 1X19 | (45.72) 1.808 | (48.26) 1.980 | 1x39 | (96.52) 3.808 | (99.06) 3.900
1X28 | (48.26) 1.908 | (50.80) 2.000 | 1X48 | (99.06) 3.908 | (101.60) 4.000
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— CIRCUIT PLATING PLATING PLATING
x| g S17E TYPE A TYPE E TYPE F
z| g PART NO. PART NO. PART NO.
] 1 X 1 90120 -0121 [90120-0761 |90120-0921
o] = 1 X2 -g122 -0762 -0922
s sV 1 X 3 -0123 -0763 -0923
s 1 X 4 -p124 -0764 -2924
— 1 X5 -0125 -0765 -2925
1 X6 -0126 -0766 -2926
1 X 7 -0127 -0767 -0927
1 X8 -0128 -0768 -2928
1 X9 -0129 -0769 -2929
1 X 10 -0130 -0770 -2930
1 X 11 -0131 9771 -?931
DIM 1 X 12 -0132 -0772 -0932
cEM1 X 13 -@133 -8773 -2933
(6-7.5) 1 X 14 -0134 -0774 -0934
ee | 1 X 15 -0135 -0775 -2935
: 1 X 16 -0136 -@776 -2936
1 X 17 -0137 -0777 -2937
1 X 18 -0138 -9778 -2938
1 X 19 -0139 -0779 -2939
1 X 20 -0140 -0780 -2940
1 X 21 -0141 -@781 -2941
DIM 1 X 22 -Q142 -9782 -2942
(xe) 1 x 23 -0143 -0783 -2943
D g [ (1 X 24 Q144 0784 8944
(2.9p) |1 X 25 -0145 -9785 -2945
114 | 1 X 26 -0146 -0786 -2946
: 1 X 27 0147 -9787 -2947
1 X 28 -0148 -9788 -2948
1 X 29 -0149 -2789 -2949
1 X 30 -0150 -8790 -2950
1 X 31 -0151 -9791 -2951
1 X 32 -0152 -8792 -2952
1 X 33 -0153 -8793 -2953
1 X 34 -0154 -0794 -?954
1 X 35 -0155 -0795 -2955
1 X 36 -0156 -@796 -@956
1 X 37 -0157 -8797 -2957
1 X 38 -0158 -3798 -2958
1 X 39 -0159 -0799 -2959
1 X 40 ||90120-0160 |90120 - 0800 |90120 - 0960
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