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Tough Work Headlamp

Quick Start Guide
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ANSI FL1 Standard Turbo High Med Low

280 150 60 35

Lumens (Im)

90 70 45 10

Beam Distance (m)

gpbatteries.com

5 13 18 25

Run Time (h)
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CAUTION! Shock Pmoc
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