
Product Specification

USB 3.0 DUAL SLOT TYPE-A & TYPE-C MICRO SD AND SD CARD READER 180MB/S
READ AND 130MB/S WRITE

Rapidly transfer all types of files from your memory cards to PC, Mac, smartphone and tablet. Features a dual
interface USB Type-A (connect to desktop and laptop PCs) and USB Type-C (connect to modern Android
smartphones and tablets, Apple MacBooks).

Rapidly transfer data and media files from your memory cards to PC, Mac, smartphone and tablet
Up to 180MB/s* Read and 130MB/s* Write speed with an appropriate SD or microSD card - Supports A2 App
Performance (A1 App Performance compatible)
USB 3.0 high performance reaching up to 5Gb/s, 10x faster than USB 2.0
USB-C (USB 3.0, USB 3.1 Gen 1** Type C) and full-size USB 3.0 (USB 3.1 Gen 1** Type A)
USB Type-C interface used in mobile devices including Android smartphones and tablets, Apple MacBooks

SKU INCRUSB3.0ACSDMSDA2

EAN 5055288444980

Width (mm) Depth (mm) Height (mm) Weight (g)

Product 20 7 69 30

Packaging 139 12 199 60

Compatible operating systems Windows 7, 8, 10, 11. Mac OS 09 and later, Linux v2.4.0 and above

USB version USB 3.2 Gen 1 (3.1 Gen 1)

Plug and Play (Y/N) Y

Device interface USB Type A / Type C

Product colour Grey

Compatible memory cards MicroSD (TransFlash), MicroSDHC, MicroSDXC, SD, SDHC, SDXC

Internal (Y/N) N

Operating temperature (T-T) (degrees Celcius) 0 - 60

Package type Cardboard envelope

Certification UKCA


