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Product Code: QEP58CC Description: 5/8’’ Rod to Cable Clamp (G Type)

             

 
Dimensions

Compatible Rod Diameter (mm) 14.2 (5/8’’)

General Information
Conductor Range (mm²) 16-70
Tightening Torque (Nm) 15

Materials
Body: High strength copper alloy
Bolt: Stainless Steel

Standards
BS EN IEC 62561-2:2018
BS 7430

DoC

https://d2cq9zndfvtoz7.cloudfront.net/QEP58CC_DoC.pdf
https://d2cq9zndfvtoz7.cloudfront.net/QEP58CC_DoC.pdf
https://d2cq9zndfvtoz7.cloudfront.net/QEP58CC_DoC.pdf
https://d2cq9zndfvtoz7.cloudfront.net/QEP58CC_DoC.pdf

