Technical Information:

Isolator Switches

OVERVIEW

Isolator switches are vital when working

with electrical circuits. Hylec Isolator Switches
provide fast electrical isolation for industrial
machinery, commercial buildings, power
supplies, security equipment and HVAC at
one of the best price/performance ratios on
the UK market.

Isolator control switches are manufactured
from completely flame retardant polycarbonate,
rated to ULS4V-0, providing an additional
margin of safety over competitive products
with a lower flame-resistance rating.

DIMENSIONS d3-12 25

FEATURES

IP66 RATED

AC 8 DC RANGE L

FLAME RETARDANT UL94V-0

4-POLE EARTH TERMINAL INCLUDED

LARGE HOUSING - SUPERIOR CABLE MANAGEMENT ey vl

TUV & UL APPROVED Product Dimensions: AC Product Dimensions: DC

(ac w__u . [ w8 1|

b s L S 204 98 80 145 16A 98 Bl 180

CAN BE PADLOCKED (PADLOCK NOT INCLUDED) 324 % 2 145 284 29 8 A0
404 28 80 145 32A 98 a1 180

BEST PRICE PERFORMANCE ON UK MARKET 63A 98 81 180

804 98 81 180
100A 98 81 180

BO®
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AC Isolation Switch §

Modol DE1S.04.20AC DE15.04.25AC DE18.04.32AC DEIS.04.40AC  DE1S.04.63AC
Rated insulation voltage (V) 630 690 690 630 650
Rated carry current (A) 20 25 32 0 &3
Rated operating current (A)

AC-23A 15 179 22 30 43
ACE u 127 15 22 36
Rated voltage 240 440 240 440 240 440 240 440 24D 440
Rated power control (kW)

AC-2Z3A 37 55 45 78 55 11 75 15 9 2
ACE 27 37 32 53 4 75 55 11 8 185
UL-CSA 240 440 240 440 240 440 240 440 240 440
Motor Ioad (HP) z 3 33 59 5 10 75 15 10 20
Rated current within (A) 180 215 264 360 516
Connect Wires (mm?) 12555 156904 214 2-44 238
Screw Torque (N -m) 08(8 16kgtcm) 12{12 2dkgfcm)

DC Isolation Switch Spes

‘Main Parameters DE1S.04.16DC DE1S.04.25DC DE18.04.32DC

Rated insulation voltage Ui 1500V 1500V 1500V
rmal current Ith 164 254 324
Rated impulse withstand voltage Uimp 8000V 8000V 8000V
Rated short-time withstand current 1s) e 2,4,6,8 800A S00A 1000A
2H, 3H,4H 13004 15004 17004
Rated short-circuit making capacity o 2,468 a00A S00A 1000A
2H,3H, 4H 13004 15004 17004
Rated conditional short-circuit current Iec 50004 50004 50004
Madmum fuse size gLigG) 40A 634 BOA
CIRCUIT DIAGRAM
Solid or standard 4- 16mm? 4- 16mm? 4-16mm? FOR BOTH AC AND
Flexitle 4-10mm? 4-10mm? 4-10mm? DC SWITCHES
Flexible (+multicore cable end) 4 - 10mm? 4 -10mm? 4 -10mm?
‘General parameters DE15.04.16DC DE1S.04.25DC DEIS.04.32DC
Mechanical life 10,000 10,000 10,000 12 = ¥
Number of DC poles 4 4 4
Distance of contacts {per pole) Smm Smm 8mm \
Operation temperature -25C-+70°C -25°C-+70°C  -25°C - +70°C
Storage temperature SA0PC-470°C  -ADPC-+70°C -40°C - 470°C
Pollution degree 2 2 2 TL T2 3 N1
Over voltage category Itolll Itolll Itolll
1P rating of shaft and mounting 1P56 P67 P66 =
Weight 2 0.14kg o
2H4 0,200 LFJ ‘$— $ _
3H6 0,26k
4H8 0.31kg
Tightening torque terminal screws M4 12-13Nm 3Nm 12-13Nm
Tightening torque panel mounting screws 5T4.2 N/A NiA N/A
Tightening torque knob screws M3 2.0-23Nm 2.0-23Nm 20-23Nm
Tightening torque knob screws M3 0.5-0.7Nm 0.5-0.7Nm 05-0.7Nm
Switching on or off torque 0.9-13Nm 0.9-13Nm 0.9-13Nm
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