
Product data sheet
Specifications

Contactor, Type LX multipole
lightling, mechanically held, 30A, 6
pole, 600V, 110/120VAC 50/60Hz
coil, NEMA 1
8903LXG60V02R6

Product availability : Stock - Normally stocked in distribution
facility

Main
Product or Component Type Mechanically Held Lighting Contactor

Range of Product 8903LX

Control Circuit Separate control circuit

Complementary
Control Voltage 110 V AC 50 Hz

120 V AC 60 Hz

Inrush power in VA 180 VA 60 Hz
170 VA 50 Hz
25 VA 50/60 Hz

Current Rating 20 A tungsten
30 A fluorescent

Number of Poles 6P 6 NO

Control Unit No control units

Pilot Light No indicator

Other Options 2P relay (1 NO + 1 NC)

Electrical Connection Screw-clamp terminals

Height 12.68 in (322 mm)

Depth 6.02 in (153 mm)

Width 7.80 in (198 mm)

Environment
Enclosure Type NEMA 1 painted sheet steel surface

Product Certifications UL Listed
CSA

Ordering and shipping details
Category 21322-8903 LX (NOT L)

Discount Schedule CP1

GTIN 785901023326

Returnability No

D
is

cl
ai

m
er

: T
hi

s 
do

cu
m

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

   

Jan 24, 2023 1



Country of origin MX

Packing Units
Unit Type of Package 1 PCE

Number of Units in Package 1 1

Package 1 Height 7.70 in (19.558 cm)

Package 1 Width 8.50 in (21.59 cm)

Package 1 Length 13.00 in (33.02 cm)

Package 1 Weight 11.51 lb(US) (5.221 kg)

Offer Sustainability
Sustainable offer status Green Premium product

California proposition 65 WARNING: Cancer and Reproductive Harm - www.P65Warnings.ca.gov

REACh Regulation REACh Declaration

REACh free of SVHC Yes

EU RoHS Directive Compliant
EU RoHS Declaration

Toxic heavy metal free Yes

Mercury free Yes

RoHS exemption information Yes

China RoHS Regulation China RoHS declaration
Pro-active China RoHS declaration (out of China RoHS legal scope)

Environmental Disclosure Product Environmental Profile

PVC free Yes

Halogen content performance Halogen free plastic parts product

Contractual warranty
Warranty 18 months

Recommended replacement(s)
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https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=8903LXG60V02R6_REACH_DECLARATION&p_FileName=8903LXG60V02R6_REACH_DECLARATION_US_en-US.pdf
https://download.schneider-electric.com/files?p_Doc_Ref=8903LXG60V02R6_ROHS_DECLARATION&p_FileName=8903LXG60V02R6_ROHS_DECLARATION_US_en-US.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=8903LXG60V02R6_ROHS_DECLARATION&p_FileName=8903LXG60V02R6_ROHS_DECLARATION_US_en-US.pdf
https://download.schneider-electric.com/files?p_enDocType=Declaration+of+Conformity+%28Sustainability%29&p_Doc_Ref=8903LXG60V02R6_ROHS_CHINA_DECLARATION&p_FileName=8903LXG60V02R6_ROHS_CHINA_DECLARATION_US_en-US.pdf
https://download.schneider-electric.com/files?p_enDocType=Environmental+Disclosure&p_Doc_Ref=ENVPEP1407018EN

