
GENERAL TOOLING

◆◆ FLAT-NOSE GRIPPING PLIERS

401.MT
W ISO 9655
• For extra power.
D: 80 g.

▼ EXTENDED-NOSE PLIERS

421.MT
W ISO 9655
D: 70 g.

▼ SHAPING PLIERS
420.MT
W ISO 9655
• Very slim nose.
D: 60 g.

▼ RIGID LONG-NOSE PLIERS

▼ SHORT-NOSE PLIERS
431.MT
W ISO 9655
• Slim joint for precision work.
D: 55 g.

• These pliers serve all professional needs in laboratory, pro-
duction and maintenance applications.

• Smooth, rectangular-section jaws with contoured inside
edges to protect components.

• Matt black non-reflective finish. Leaf spring.
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