TNC

FLANGE MOUNT RECEPTACLES

Square flange straight jacks (solder pot)
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Captive contact

YES

Panel drilling

P1+ P2 page 18

Square insulated flange straight jack (solder pot)
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PART NUMBER

R 143 406 000e
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Captive contact

YES

Panel drilling
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Square flange straight jacks (straight terminal)
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PART NUMBER

R 143 430 000¢

R 143 431 000e

R 143 432 000e

Captive contact YES
Dim. A 1.464 (37.2) 1.405 (35.7) 1.870 (47.5)
Dim.B 748 (19) 689 (17.5) 1.153 (29.3)
Panel drilling P2 page 18

Square flange straight plug (solder pot)

® Manufactured upon request.

7.689(17,5)

4 Holes M2,5

1.122(28,5)

an .500(12,7)
- Ty
ay
E
I~ ]
— w0 =
- [a}
35409y 3 2
. o —
= ~
-
— ] H

PART NUMBER

R 143 440 000

Captive contact

YES

Panel drilling

P1 page 18
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