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RECEPTACLES
R 316 553 |Bulkhead mounting d 28 8,5
Bulkhead mounting
R 316 603 panet seal oo d29 | 15
— Watertight —40 C+70C
— at pressure 3.5 bar max.
Square flange
mounting
R 316 405 Interchangeable al4 10
with UG. 931/U
ADAPTORS
Straight
R 316 704 femaile - female "
R 316 714 Square flange ala |19




